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240 Piece
CONTENT PIECES

1 8335966 2pc Crimper and Stripper Set 2
2 8335969 5pc Hand Riverter Set 5
3 8335925 12pc Ratcheting Combination Wrench Set 12

4 8335929 4pc Circlip Pliers Set 4
5 8335931 3pc VDE Insulated Pliers Set 3
6 8335944 6pc Measuring and Cutting Tool Set 6

7 8335922 16pc Combination Wrench Set 16
8 8335935 52pc 1/4’’ Drive Socket and Hex Key Set 52
9 8335950 23pc 1/2’’ Drive Socket Set with Ratchet 23

10 8335957 29pc 1/2’’ TORX/Hex/XZN Socket Bits Set 29
11 8335941 7pc Insulated Slotted/PH Screwdriver Set 7
12 8335953 11pc Standard and Needle File Set 11

13 8335947 39pc Slotted/PZ Screwdriver and Bit Set 39
14 8335972 3pc  Softgrip Pliers Set 3
15 1253064 2pc Pliers Set (In EVA) 2

16 8335919 10pc Precision Plier and Screwdriver Set 10
17 8335913 15pc T-Handle & Ballpoint L Hex Key Set 15
18 8335963 5 Division EVA Module –

10 8335957 11 8335941 12 83359537 8335922 8 8335935 9 8335950

13 8335947 14 8335972 15 1253064

4 8335929 5 8335931 6 83359441 8335966 2 8335969 3 8335925

16 8335919 17 8335913 18 8335963

Roller Cabinet

7  drawers
H: 975 mm W: 710 mm D: 450 mm
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8335900 7 Drawer GT Plus

8335922 16 Piece Combination Wrench Set

1923691 Combination Wrench-6 mm

1923692 Combination Wrench-7 mm

1923693 Combination Wrench-8 mm

1923694 Combination Wrench-9 mm

1923695 Combination Wrench-10 mm

1923696 Combination Wrench-11 mm

1923697 Combination Wrench-12 mm

1923698 Combination Wrench-13 mm

1923699 Combination Wrench-14 mm

1923700 Combination Wrench-15 mm

1923701 Combination Wrench-16 mm

1923702 Combination Wrench-17 mm

1923703 Combination Wrench-18 mm

1923704 Combination Wrench-19 mm

1923705 Combination Wrench-21 mm

1923706 Combination Wrench-22 mm

8335935 52pc 1/4’’ Drive Socket and Hex Key Set

1944594 1/4" Drive Quick Release Ratchet

1923817 1/4” Dr. spinner Handle-150 mm

1923818 1/4” Dr. sliding T-Handle-115 mm

1923819 1/4”  Dr. extension Bar-50 mm

1923820 1/4”  Dr. extension Bar-150 mm

1923821 1/4’’  Dr. universal Joint

1923728 1/4” Dr. 6-Point Socket-4 mm

1923729 1/4” Dr. 6-Point Socket-5 mm

1923730 1/4” Dr. 6-Point Socket-5.5 mm

1923731 1/4” Dr. 6-Point Socket-6 mm

1923732 1/4” Dr. 6-Point Socket-7 mm

1923733 1/4” Dr. 6-Point Socket-8 mm

1923734 1/4” Dr. 6-Point Socket-9 mm

1923735 1/4” Dr. 6-Point Socket-10 mm

1923736 1/4” Dr. 6-Point Socket-11 mm

1923737 1/4” Dr. 6-Point Socket-12 mm

1923738 1/4” Dr. 6-Point Socket-13 mm

1923739 1/4" Dr. 6-Point Socket-14 mm

1923740 1/4” Dr. 6-Point Deep Socket-5 mm

1923741 1/4” Dr. 6-Point Deep Socket-5.5 mm

1923742 1/4” Dr. 6-Point Deep Socket-6 mm

1923743 1/4” Dr. 6-Point Deep Socket-7 mm

1923744 1/4” Dr. 6-Point Deep Socket-8 mm

1923745 1/4” Dr. 6-Point Deep Socket-9 mm

1923746 1/4” Dr. 6-Point Deep Socket-10 mm

1923747 1/4” Dr. 6-Point Deep Socket-11 mm

1923748 1/4” Dr. 6-Point Deep Socket-12 mm

1923749 1/4” Dr. 6-Point Deep Socket-13 mm

1923769 1/4” Dr. hexagon Socket Bit-3 mm

1923770 1/4” Dr. hexagon Socket Bit-4 mm

1923771 1/4” Dr. hexagon Socket Bit-5 mm

1923772 1/4” Dr. hexagon Socket Bit-6 mm

1923773 1/4” Dr. hexagon Socket Bit-8 mm

1923775 1/4" Dr. phillips Socket Bit-Ph1

1923776 1/4” Dr. phillips Socket Bit-Ph2

1923777 1/4” Dr. slotted Socket Bit-5.5 mm

1923778 1/4” Dr. torx Socket Bit-T10

1923779 1/4” Dr. torx Socket Bit-T15

1923781 1/4” Dr. torx Socket Bit-T20

1923782 1/4” Dr. torx Socket Bit-T25

1923784 1/4” Dr. torx Socket Bit-T30

1923785 1/4” Dr. torx Socket Bit-T40

1923724 9 Pc.hexagon L Key Set/Short Arm-Nickel-In Plastic Clips

8335950 23pc 1/2'' Drive Socket Set with Ratchet

1891329 1/2" Drive Quick Release Ratchet

1923822 1/2" Dr. sliding T-Handle-250 mm

1923823 1/2’’ Dr. extension Bar-125 mm

1923824 1/2’’ Dr. extension Bar-250 mm

1923826 1/2’’ Dr. universal Joint

1923750 1/2” Dr. 6-Point Socket-8 mm

1923751 1/2” Dr. 6-Point Socket-10 mm

1923752 1/2” Dr. 6-Point Socket-11 mm

1923753 1/2” Dr. 6-Point Socket-12 mm

1923754 1/2” Dr. 6-Point Socket-13 mm

1923755 1/2” Dr. 6-Point Socket-14 mm

1923756 1/2” Dr. 6-Point Socket-15 mm

1923757 1/2” Dr. 6-Point Socket-16 mm

1923758 1/2” Dr. 6-Point Socket-17 mm

1923759 1/2” Dr. 6-Point Socket-18 mm

1923760 1/2” Dr. 6-Point Socket-19 mm

1923761 1/2” Dr. 6-Point Socket-20 mm

1923762 1/2” Dr. 6-Point Socket-21 mm

1923763 1/2” Dr. 6-Point Socket-22 mm

1923764 1/2” Dr. 6-Point Socket-24 mm

1923765 1/2” Dr. 6-Point Socket-27 mm

1923766 1/2” Dr. 6-Point Socket-30 mm

1923767 1/2” Dr. 6-Point Socket-32 mm
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8335957 29pc 1/2'' TORX/Hex/XZN Socket Bits Set

1923786 1/2” Dr. hexagon Socket Bit/Short Type-5 mm

1923788 1/2” Dr. hexagon Socket Bit/Long Type-6 mm

1923787 1/2” Dr. hexagon Socket Bit/Short Type-6 mm

1923789 1/2” Dr. hexagon Socket Bit/Short Type-7 mm

1923791 1/2” Dr. hexagon Socket Bit/Long Type-8 mm

1923790 1/2” Dr. hexagon Socket Bit/Short Type-8 mm

1923793 1/2” Dr. hexagon Socket Bit/Long Type-10 mm

1923792 1/2” Dr. hexagon Socket Bit/Short Type-10 mm

1923795 1/2” Dr. hexagon Socket Bit/Long Type-12 mm

1923794 1/2” Dr. hexagon Socket Bit/Short Type-12 mm

1923797 1/2” Dr. hexagon Socket Bit/Short Type-14 mm

1923798 1/2” Dr. torx Socket Bit-T20/Short Type

1923799 1/2” Dr. torx Socket Bit-T25/Short Type

1923800 1/2” Dr. torx Socket Bit-T27/Short Type

1923802 1/2” Dr. torx Socket Bit/Long Type-T30

1923801 1/2” Dr. torx Socket Bit-T30/Short Type

1923805 1/2” Dr. torx Socket Bit/Long Type-T40

1923804 1/2” Dr. torx Socket Bit-T40/Short Type

1923807 1/2” Dr. torx Socket Bit/Long Type-T45

1923806 1/2” Dr. torx Socket Bit-T45/Short Type

1923809 1/2” Dr. torx Socket Bit/Long Type-T50

1923808 1/2” Dr. torx Socket Bit-T50/Short Type

1923810 1/2” Dr. torx Socket Bit-T55/Short Type

1923811 1/2” Dr. torx Socket Bit-T60/Short Type

1923812 1/2” Dr. xzn Socket Bit/Long Type-M06

1923813 1/2” Dr. xzn Socket Bit/Long Type-M08

1923814 1/2” Dr. xzn Socket Bit/Long Type-M10

1923815 1/2” Dr. xzn Socket Bit/Long Type-M12

1923816 1/2” Dr. xzn Socket Bit/Long Type-M14

8335941 7pc Insulated Slotted/PH Screwdriver Set

1253079 C-PLUS Insulated Slotted Screwdriver

1253081 C-PLUS Insulated Slotted Screwdriver

1253082 C-PLUS Insulated Slotted Screwdriver

1253083 C-PLUS Insulated Slotted Screwdriver

1253084 C-PLUS Insulated Phillips Screwdriver

1253085 C-PLUS Insulated Phillips Screwdriver

1829774 C-PLUS VOLTAGE TESTER (VDE-SHORT)-3X140 mm

8335953 11pc Standard and Needle File Set

1467346 Half Round Needle File

1467348 Barrette Needle File

1467349 Crossing Needle File

1467350 Hand Needle File

1467351 Knife Needle File

1467352 Round Needle File

1923686 Hand File/Bastard-8"/ 200 mm / Softgrip Handle

1923687 Half-Round File/Bastard-8" / 200 mm / Softgrip Handle

1923688 Round File / Bastard-8" / 200mm/Softgrip Handle

1923689 Square File / Bastard-8"/ 200 mm / Softgrip Handle

1923690 Three Square File/Bastard-8" / 200 mm / Softgrip Handle

8335947 39pc Slotted / PZ Screwdriver and Bit Set

1829659 C-Plus Slotted Screwdriver (Cabinet Tip)- 3.0x75 mm

1829663 C-Plus Slotted Screwdriver (Cabinet Tip)- 4.0x100 mm

1829667 C-Plus Slotted Screwdriver (Cabinet Tip)- 5.5x125 mm

1829673 C-Plus Slotted Screwdriver (Flared Tip)-6.5x150 mm

1829704 Pozidriv Screwdriver- PZ1 x 80 mm

1829705 Pozidriv Screwdriver- PZ2 x 100 mm

1829774 C-Plus Voltage Tester (VDE-Short) - 3X140 mm

1923664 Bit Driver 1/4'' -100mm

1923663 31 Pcs. Bits Set

8335972 3pc  Softgrip Pliers Set

8755770 180 mm Combination Pliers

8755795 Diagonal Cutter 160 mm

8755809 Long Nose Pliers 160 mm

1253064 2pc Pliers Set (in EVA)

1253103 Water Pump Pliers Pvc Sleeves- 250 mm

1923656 Grip Pliers (Curved Jaws)

8335919 10pc Precision Plier and Screwdriver Set

1763402 Electronics Slotted Screwdriver - 1.5x40

1763401 Electronics Slotted Screwdriver - 2.0x60

1763429 Electronics Slotted Screwdriver - 2.5x80

1763407 Electronics Slotted Screwdriver - 3.0x80

1763410 Electronics Phillips Screwdriver - Ph00x60

1763438 Electronics Phillips Screwdriver - Ph0x60

1829794 Electronics Diagonal Cutter (Small Bevel)

1829796 Electronics End Cutter

1829797 Electronics Short Needle Nose Pliers

1923654 Blunt Shape Tweezers-Serrated

8335913 15pc T-Handle & Ballpoint L Hex Key Set

1923642 T-Handle Hexagonal Hexkeys 2 mm

1923643 T-Handle Hexagonal Hexkeys 2.5 mm

1923644 T-Handle Hexagonal Hexkeys 3 mm

1923645 T-Handle Hexagonal Hexkeys 4 mm

1923646 T-Handle Hexagonal Hexkeys 5 mm

1923647 T-Handle Hexagonal Hexkeys 6 mm

1923726 9 Pc.ball End Hexagon L Key Set/Long Arm+Plastic Clips

8335944 6pc Measuring and Cutting Tool Set

1923657 Tape Measure (Inch/Metric)3M-10 ft
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1923661 Stainless Steel Rules 30 cm

1923659 Feeler Gauge (Metric-20 Leaves)

1923662 Carbide Tipped Scriber

1829987 Aviation Tin Snips (Straight Cut)-250 mm

1763425 Trimming Knife (Auto Retracting)

8335969 5 Piece Hand Riverter Set

1923666 Hand Riveter

N/A 2.4 X 6 mm Rivets (Pack of 20)

N/A 3.2 X 8 mm Rivets (Pack of 20)

N/A 4 X 12 mm Rivets (Pack of 20)

N/A 4.8 X 20 mm Rivets (Pack of 20)

8335966 2pc Crimper and Stripper Set

1923665 Crimping Pliers(For Insulated Terminals)

1763400 Automatic Wire Stripper

8335963 5 Division EVA Module

8335925 12pc Ratcheting Combination Wrench Set

1923707 C-Gear Ratcheting Combination Wrench/Straight-8mm

1923708 C-Gear Ratcheting Combination Wrench/Straight-10mm

1923709 C-Gear Ratcheting Combination Wrench/Straight-11mm

1923710 C-Gear Ratcheting Combination Wrench/Straight-12mm

1923711 C-Gear Ratcheting Combination Wrench/Straight-13mm

1923712 C-Gear Ratcheting Combination Wrench/Straight-14mm

1923713 C-Gear Ratcheting Combination Wrench/Straight-17mm

1923714 C-Gear Ratcheting Combination Wrench/Straight-19mm

1923715 C-Gear Socket Adaptor (1/4"-10 mm)

1923716 C-Gear Socket Adaptor (3/8"-13 mm)

1923717 C-Gear Socket Adaptor (1/2"-19 mm)

1923718 C-Gear Bit Adaptor (1/4"-10 mm)

8335931 3pc VDE Insulated Pliers Set

1253069 160 mm Insulated Diagonal Cutter

1253066 180 mm Insulated Pliers (VDE Approved)

1253072 160 mm Insulated Long Nose Pliers

8335929 4pc Circlip Pliers Set

1829977 External Circlip Pliers / Straight-With Spring

1829978 External Circlip Pliers / Bent-With Spring

1829979 Internal Circlip Pliers / Straight-Without

1829980 Internal Circlip Pliers / Bent-Without Spring

PART NUMBER DESCRIPTIONPART NUMBER DESCRIPTION

SET CONTENT


