
Mechanical Dimensions: Inches [mm]

Electrical Specifications Material Specifications

Power Adapter - Amp Meter A1-A1-1-B

Mounting Hole Circuit Diagram

Tolerances ±0.012 [0.3] Unless Otherwise Specified

Operating Temperature

Surge Protection

0A-20A Nylon with Fiberglass (UL94-HB), Black

3 Digital LED Display, Red7V-33VDC

400W/35V

Reverse Polarity Protection

Current Tolerance : 5% (1A±0.1A, 10A±0.5A, 20A±1A) -20°C ~ 50°C
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Input Rating

Measuring Range Housing
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