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SPECIFICATIONS

CONTACT CARRIER MATERIAL

NYLON OR TPU

CONTACT MATERIAL /PLATING

BRASS/GOLD

HOUSING AND NUT MATERIAL/PLATING

BRASS/NICKEL

RATED CURRENT [A]

4.0 A

RATED VOLTAGE [V]

60 V

TEMPERATURE RANGE

—25C to +85°C (—13F to +185°F)

PROTECTION CLASS

MEETS IEC IP67
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