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Metal Blanking Plugs (IP68)

Part Number UL Rating Diameter
(mm)

Thread Length
(mm) Thread Type Style

CRB-M12 UL recognized 16 5 M12 x 1.5

CRB-M16 UL recognized 20 6 M16 x 1.5

CRB-M20 UL listed 24 6.5 M20 x 1.5

CRB-M25 UL listed 28 7 M25 x 1.5

CRB-M32 UL listed 35 8 M32 x 1.5

CRB-M40 UL listed 45 8 M40 x 1.5

CRB-M50 UL listed 55 9 M50 x 1.5

CRB-M63 UL listed 68 10 M63 x 1.5

Plastic Blanking Plugs with Gasket (IP68)

Part Number Diameter
(mm)

Thread Length
(mm) Thread Type Style

Gray Black

CRB-M12PA CRB-M12PASW 15 6 M12 x 1.5

CRB-M16PA CRB-M16PASW 20 6 M16 x 1.5

CRB-M20PA CRB-M20PASW 24 6 M20 x 1.5

CRB-M25PA CRB-M25PASW 30 8 M25 x 1.5

CRB-M32PA CRB-M32PASW 37 8 M32 x 1.5

CRB-M40PA CRB-M40PASW 46 8 M40 x 1.5

CRB-M50PA CRB-M50PASW 56 10 M50 x 1.5

CRB-M63PA CRB-M63PASW 70 12 M63 x 1.5

Plastic Blanking Plugs without Gasket (IP54)

CRBN-M12PA CRBN-M12PASW 15 6 M12 x 1.5

CRBN-M16PA CRBN-M16PASW 20 6 M16 x 1.5

CRBN-M20PA CRBN-M20PASW 24 6 M20 x 1.5

CRBN-M25PA CRBN-M25PASW 30 8 M25 x 1.5

CRBN-M32PA CRBN-M32PASW 37 8 M32 x 1.5

CRBN-M40PA CRBN-M40PASW 46 8 M40 x 1.5

CRBN-M50PA CRBN-M50PASW 56 10 M50 x 1.5

CRBN-M63PA CRBN-M63PASW 70 12 M63 x 1.5

Blanking Plugs   |   Metric Threads   |   IP68/IP54 Rating

Cable Glands Accessories
Metric Threads Cable Gland Plugs

Materials:
Plastic: Polyamide
Gasket: Chloroprene Rubber 

Materials:
Plastic: Polyamide

Materials:
Metal: Nickel Plated Brass
O-Ring: BUNA-N


