THIS COPY IS PROVIDED ON A RESTRICTED BASIS AND IS NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.
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PANDUIT * BUNDLE D]A.. A B C D E F G H J WRITE-ON MIN. LOOP | WE IGHT
PART NUMBER MIN(,LE) MAX (,:,2) in (mm)|[in (mm)[in (mm)]|in (mm)|in (mm)|[in (mm)]|in (mm)|in (mm)|in (mm) inl.\RI%Qm) TENSILE I(sz). CROSS SECTION t(’gi/ 100 pes.
.37 2.00 .0451.185|.205 |.220 |.320 | B.0 | .520 l1.1].032 .49 X .9l 50 .30
BM2S (9.5) [ (51) [(1.2)|(4.7)|(5.2) |(5.6) |(B.1) [(203) [(13.2)|(27.9)|(.81)|(12.4 X 23.1) (222) STANDARD (135)
.75 4.00 052 1.185]|.205|.220 | .320 | 15.1 520 2.3 .048 .50 X 2.13 50 .68
BM4S (19) (102) [(1.3)](4.7)[(5.2) [(5.6) [(8.11](384) [(13.2)[(58.4)(1.22)(12.7 X 54.1) (222) STANDARD (307)
NOTES:

*1) SEE CURRENT PRICE SHEET FOR PART NUMBER SUFFIX DESIGNATION FOR PACKAGE SIZE AND PART COLOR.

DIMENSIONS IN PARENTHESES ARE IN METRIC UNITS

/A\ N D U I T CORP. TINLEY PARK, ILLINOIS
DOME-TOP Barb Ty MARKER TIE
BM SERIES
UNLESS OTHERWISE SPECIFIED, UNLESS OTHERWISE SPECIFIED,
DIMENSIONAL TOLERANCES ARE: AL DIVENSIONS ARE GIVEN
(X)) + =—--- (.XXX) & .020(.5)
(.XX) + «02(.5)ANGLES + ---- IN INCHES, THIRD ANGLE PROJECTION.
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