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RS PRO Carriage Bolts                                                                                                                                          

RS Stock No.: See Table Below              

 

 

 

 

 

 

 

 

 

 

 

    

 

 

 

RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price. 

 Ideal for heavy duty, 

load-bearing 

applications 

 Neat and tidy final finish 

 Zinc coated or 

galvanised finish 

 Good protection against 

surface rust 

 Recyclable 

 Available in a wide 

range of sizes 

FEATURES 
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Introducing the range of RS PRO Carriage Bolts, a high quality and heavy-duty fastener solution for 
heavyweight applications such as connecting heavy lumber or other materials that are load bearing. Each 
fastener is made from steel and are available in variations with a zinc coating or galvanised, making them 
much more cost-effective than their stainless-steel counterparts, while still offering a high level of protection 
against surface rust and oxidisation. 
 
Applications: 

 Railroad industry 

 Mining and farming 

 Water conservation and treatment 

 Building and construction 

 

 

 

  

RS Stock 
Number 

Approvals Finish Grade Material Thread Size 

2456413 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/4-20 x 1/2 

2456414 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/4-20 x 3/4 

2456415 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/4-20 x 3/4 

2456416 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/4-20 x 1 

2456417 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/4-20 x 1 

2456418 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/4-20 x 1 1/4 

2456419 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/4-20 x 1 1/4 

2456420 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/4-20 x 1 1/2 

2456421 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/4-20 x 1 1/2 

2456422 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/4-20 x 1 3/4 

2456423 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/4-20 x 2 

2456424 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/4-20 x 2 

2456425 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/4-20 x 2 1/4 

2456426 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/4-20 x 2 1/4 

Product Description 

General Specifications 
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2456428 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/4-20 x 2 1/2 

2456429 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/4-20 x 2 1/2 

2456430 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/4-20 x 2 3/4 

2456431 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/4-20 x 3 

2456432 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/4-20 x 3 

2456434 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/4-20 x 3 1/4 

2456435 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/4-20 x 3 1/2 

2456436 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/4-20 x 3 1/2 

2456437 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/4-20 x 3 3/4 

2456438 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/4-20 x 4 

2456439 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/4-20 x 4 

2456440 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/4-20 x 4 1/2 

2456441 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/4-20 x 4 1/2 

2456442 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/4-20 x 5 

2456443 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/4-20 x 5 

2456444 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/4-20 x 5 1/2 

2456445 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/4-20 x 5 1/2 

2456446 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/4-20 x 6 

2456447 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/4-20 x 6 

2456448 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/4-20 x 5/8 

2456450 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/4-20 x 6 1/2 

2456451 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/4-20 x 7 

2456452 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/4-20 x 7 1/2 

2456453 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/4-20 x 8 

2456454 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 1/2 

2456456 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 3/4 

2456457 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/16-18 x 3/4 

2456458 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 1 

2456459 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/16-18 x 1 

2456460 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 1 1/4 



 Coach Bolts       

Page 4 of 
11 

RS Components – Buy this product from https://uk.rs-online.com/ 

2456462 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/16-18 x 1 1/4 

2456463 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 1 1/2 

2456464 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/16-18 x 1 1/2 

2456465 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 1 3/4 

2456466 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 2 

2456467 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/16-18 x 2 

2456468 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 2 1/4 

2456469 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 2 1/2 

2456470 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/16-18 x 2 1/2 

2456471 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 2 3/4 

2456472 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 3 

2456473 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/16-18 x 3 

2456474 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 3 1/4 

2456475 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 3 1/2 

2456476 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/16-18 x 3 1/2 

2456478 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 3 3/4 

2456479 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 4 

2456480 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/16-18 x 4 

2456481 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 4 1/2 

2456482 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/16-18 x 4 1/2 

2456484 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 5 

2456485 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/16-18 x 5 

2456486 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 5 1/2 

2456487 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/16-18 x 5 1/2 

2456488 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 6 

2456489 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/16-18 x 6 

2456490 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 5/8 

2456491 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 6 1/2 

2456492 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 7 

2456493 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/16-18 x 7 
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2456494 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 7 1/2 

2456495 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 8 

2456496 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/16-18 x 8 

2456497 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 9 

2456498 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/16-18 x 10 

2456500 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8 x 3/4 

2456501 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8 x 1 

2456502 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/8 x 1 

2456503 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8 x 1 1/4 

2456504 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/8 x 1 1/4 

2456505 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8 x 1 1/2 

2456507 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/8 x 1 1/2 

2456508 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8 x 1 3/4 

2456509 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8 x 2 

2456510 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/8 x 2 

2456511 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8-16 x 2 1/4 

2456513 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8 x 2 1/2 

2456514 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/8 x 2 1/2 

2456515 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8-16 x 2 3/4 

2456516 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8 x 3 

2456517 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/8 x 3 

2456518 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8 x 3 1/4 

2456519 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8 x 3 1/2 

2456520 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/8 x 3 1/2 

2456521 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8 x 3 3/4 

2456522 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8 x 4 

2456523 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/8 x 4 

2456524 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8-16 x 4 1/2 

2456525 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/8-16 x 4 1/2 

2456526 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8 x 5 
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2456527 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/8 x 5 

2456529 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8 x 5 1/2 

2456530 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/8 x 5 1/2 

2456531 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8 x 6 

2456532 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/8 x 6 

2456533 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8 x 6 1/2 

2456535 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/8 x 6 1/2 

2456536 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8 x 7 

2456537 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/8 x 7 

2456538 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8 x 7 1/2 

2456539 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8 x 8 

2456541 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/8 x 8 

2456542 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8 x 8 1/2 

2456543 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8 x 9 

2456544 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/8 x 9 

2456545 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8 x 10 

2456546 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/8 x 10 

2456547 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8 x 11 

2456548 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/8 x 11 

2456549 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/8 x 12 

2456550 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/8 x 12 

2456551 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 7/16-14 x 1 

2456552 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 7/16-14 x 1 1/4 

2456553 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 7/16-14 x 1 1/2 

2456554 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 7/16-14 x 1 3/4 

2456555 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 7/16-14 x 2 

2456557 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 7/16-14 x 2 1/4 

2456558 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 7/16-14 x 2 1/2 

2456559 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 7/16-14 x 2 3/4 

2456560 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 7/16-14 x 3 
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2456561 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 7/16-14 x 3 1/2 

2456563 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 7/16-14 x 4 

2456564 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 7/16-14 x 4 1/2 

2456565 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 7/16-14 x 5 

2456566 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 7/16-14 x 5 1/2 

2456567 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 7/16-14 x 6 

2456568 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 7/16-14 x 7 

2456569 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 1 

2456570 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/2-13 x 1 

2456571 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 1 1/4 

2456572 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 1 1/2 

2456573 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/2-13 x 1 1/2 

2456574 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 1 3/4 

2456575 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 2 

2456576 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/2-13 x 2 

2456577 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 2 1/4 

2456578 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 2 1/2 

2456579 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/2-13 x 2 1/2 

2456580 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 2 3/4 

2456581 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 3 

2456582 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/2-13 x 3 

2456583 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 3 1/4 

2456585 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 3 1/2 

2456586 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/2-13 x 3 1/2 

2456587 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 4 

2456588 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/2-13 x 4 

2456589 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 4 1/2 

2456591 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/2-13 x 4 1/2 

2456592 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 5 

2456593 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/2-13 x 5 
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2456594 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 5 1/2 

2456595 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/2-13 x 5 1/2 

2456596 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 6 

2456597 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/2-13 x 6 

2456598 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 6 1/2 

2456599 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/2-13 x 6 1/2 

2456600 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 7 

2456601 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/2-13 x 7 

2456602 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 7 1/2 

2456603 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 8 

2456604 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/2-13 x 8 

2456605 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 8 1/2 

2456606 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 9 

2456608 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/2-13 x 9 

2456609 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 9 1/2 

2456610 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 10 

2456611 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/2-13 x 10 

2456612 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 11 

2456614 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/2-13 x 11 

2456615 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 12 

2456616 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 1/2-13 x 12 

2456617 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 13 

2456618 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 1/2-13 x 14 

2456619 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/8-11 x 1 1/2 

2456620 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/8-11 x 1 1/2 

2456621 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/8-11 x 1 3/4 

2456622 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/8-11 x 2 

2456623 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/8-11 x 2 

2456624 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/8-11 x 2 1/4 

2456625 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/8-11 x 2 1/2 
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2456626 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/8-11 x 2 1/2 

2456627 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/8-11 x 2 3/4 

2456628 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/8-11 x 3 

2456630 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/8-11 x 3 

2456631 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/8-11 x 3 1/2 

2456632 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/8-11 x 3 1/2 

2456633 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/8-11 x 4 

2456634 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/8-11 x 4 

2456635 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/8-11 x 4 1/2 

2456636 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/8-11 x 4 1/2 

2456637 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/8-11 x 5 

2456638 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/8-11 x 5 

2456639 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/8-11 x 5 1/2 

2456640 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/8-11 x 5 1/2 

2456642 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/8-11 x 6 

2456643 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/8-11 x 6 

2456644 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/8-11 x 6 1/2 

2456645 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/8-11 x 7 

2456646 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/8-11 x 7 

2456647 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/8-11 x 7 1/2 

2456648 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/8-11 x 8 

2456649 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/8-11 x 8 

2456650 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/8-11 x 8 1/2 

2456651 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/8-11 x 9 

2456652 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/8-11 x 9 

2456653 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/8-11 x 10 

2456654 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/8-11 x 10 

2456655 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/8-11 x 11 

2456656 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 5/8-11 x 12 

2456658 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 5/8-11 x 12 
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2456659 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/4-10 x 2 

2456660 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/4-10 x 2 1/2 

2456661 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/4-10 x 3 

2456662 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/4-10 x 3 1/2 

2456664 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/4-10 x 4 

2456665 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/4-10 x 4 

2456666 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/4-10 x 4 1/2 

2456667 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/4-10 x 4 1/2 

2456668 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/4-10 x 5 

2456669 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/4-10 x 5 

2456670 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/4-10 x 5 1/2 

2456671 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/4-10 x 6 

2456672 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/4-10 x 6 

2456673 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/4-10 x 6 1/2 

2456674 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/4-10 x 7 

2456675 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/4-10 x 7 

2456676 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/4-10 x 7 1/2 

2456677 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/4-10 x 8 

2456678 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/4-10 x 8 

2456680 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/4-10 x 9 

2456681 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/4-10 x 9 

2456682 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 3/4-10 x 10 

2456683 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/4-10 x 10 

2456684 ASME B18.5 ASTM A307 GRADE A Galvanised Grade A Steel 3/4-10 x 12 

2456686 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 10/24 x 1/2 

2456687 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 10/24 x 5/8 

2456688 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 10/24 x 3/4 

2456689 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 10/24 x 1 

2456690 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 10/24 x 1 1/4 

2456692 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 10/24 x 1 1/2 
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RS Components – Buy this product from https://uk.rs-online.com/ 

2456693 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 10/24 x 1 3/4 

2456694 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 10/24 x 2 

2456695 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 10/24 x 2 1/4 

2456696 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 10/24 x 2 1/2 

2456697 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 10/24 x 3 

2456698 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 10/24 x 3 1/2 

2456699 ASME B18.5 ASTM A307 GRADE A Zinc Grade A Steel 10/24 x 4 

 

 

eCl@ss Version       

UNSPSC Version    

 

Classification 


