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E100501 010B25 UTP, Black Yes 25

E100502 010B25 FTP, Black Yes 25

E300501 010B25 UTP, Black Yes 25

E300502 010B25 FTP, Black Yes 25

E200001 000B25 Single gang, 1-port 25

E200002 000B25 Single gang, 2-port 25

E200004 000B25 Double gang, 4-port 25

E200101 009B8 1-port, White/Stainless Steel Cover 8

E200102 009B8 2-port, White/Stainless Steel Cover 8

E200103 009B8 3-port, White/Stainless Steel Cover 8

E200104 009B8 4-port, White/Stainless Steel Cover 8

Modular Jacks (RJ45). Cat 5e. IP67
IP67 interface complies with the specification (IEC 61076-3-106 Variant 1)

Plug Kits (RJ45). Cat 5e. IP67
IP67 interface complies with the specification (IEC 61076-3-106 Variant 1)

Surface Mount Boxes. IP67
Surface Mount Box Dimensions: 12.8 x 12.8 x 6.7 cm deep (5.05" x 5.05" x 2.625" deep)

Stainless Steel Faceplates. IP67

E400001 005S1 Hand tool to crimp unshielded (UTP) and shielded (FTP) RJ45 plugs, 1
Black with Green handle

E400003 008S1 Cable stripper, Gray 1

AX100749 Punch-down connecting tool 1

C0054642 Punch-down connecting tool pouch 1

FTP = Foil Shielded Twisted Pairs • UTP = Unshielded Twisted Pairs

Tools

Belden also offers a complete line of commercial Copper and Fiber cabling and
connectivity solutions.

Complete information for the entire Belden DataTuff Industrial Ethernet line is
available at www.belden.com

Ethernet/IP is a trademark of ControlNet International, Ltd. under license by Open DeviceNet Vendor Assocication, Inc.
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Belden Part No. Description Standard Package
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Belden Part No. Description Tethered Cap Standard Package
Quantity

Belden Part No. Description Tethered Cap Carton
Quantity

IP67 Modular Jack

IP67 Plug Kit

IP67 Stainless Steel Faceplates

IP67 Surface Mount Box

Punch-down Connecting Tool

Crimp tool Stripping tool




