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BOARD TEST SPRING PROBES

1. 3.00 oz spring for S-075 Series only
2. High performance

Dimensions are in inches (mm) | All specifications are subject to change  

►► ICT-075 & S-075 Series
0.075 (1.91) Centers

For R-075 Series Receptacles see pg. 58
For R-075-J-DE Wireless Series Receptacles see pg. 59
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PROBE SPECIFICATIONS

Minimum Centers
Current Rating
Spring Force

Preload Force

Typical Resistance
Maximum Travel
Working Travel

0.075 (1.91)
3 A continuous
3.00(1) oz (85 g), 5.00 oz (142 g),
7.00 oz (198 g), or 10.00 oz (283 g)  
@ 0.170 (4.32) travel
1.20 oz (34 g) (3.00(1) oz spring)
2.00 oz (57 g) (5.00 oz spring)
2.90 oz (82 g) (7.00 oz spring)
3.30 oz (94 g) (10.00 oz spring)
< 25 mΩ
0.250 (6.35)
0.170 (4.32)

MATERIALS

Barrel

Spring
Plunger

ICT Series: Gold lined
S Series: Gold plated I.D. and O.D.
Music wire, nickel plated  
Beryllium copper,
or steel, gold plated over nickel

How to Order
I CT - 0 7 5 - T - 5 - G - S

                                1                2            3        4        5       6

1 ►► SERIES I CT 
(2) S 

2 ►► Size 0 7 5  

3 ►► Tip Style A, B, H, HS, J , NT,  

S, SP, T, U, V 8 , V T 

4 ►► Spring Force 3  OZ.(1) 5  OZ.

7  OZ. 1 0  OZ.

5 ►► PlUNGER PLATING G GOLD

6 ►► Steel Plunger Option S STEEL

S-075 ICT-075 


