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Polzanl
@ AMPHENOL 1/+PE
TRUSTED GLOBALLY No_of poles
Bemessungsspannung (DIN EN 60664-1) 100V
Rared voltage (DIN EN 60664-7)
- ca. 95 _ Strombelastbarkeit Tu +55°C n
Lurrent carrying capacity
- B 85 N Verschmufzungsgrad 3
Follution degree
N s Uberspannungskategorie "
e E— 0 Overvoltage category
i I Durchgangswiderstand
— SCOTITRITY
S — Lonfacl resisfance <> mUhm
= Temperaturbereich -40°C bis +125°C
' lemperature range -40° up to +257°F
Schutzart IP 65 (iIn gesfteckfem
/ustand)
Protection class P 65 (in marfed condition)
Mechanische Lebensdauer >500 Streckzyklen
Mechanical operafions >500 mating cycles
Kontakffrager + Gehause Polyamid
Lontact insert + housing Folyamide
Crimpkontakre biffe separaf bestellen Konfaktoberflache versilbert oder vergoldef |
please order crimp confacls separafely confact plarting silver plated or gold plated
Katalognummern fur Kontakfe D‘Chmﬂgem Neoprene
Catalog numbers for contacts et 1 Laskets
Kontakt- @ | Anschlussquerschnitt / AWG Katalognummer s[(la/ge [17,2 ' Anschlusstechnik Crimpen
contact- @ wire gauge / AWG catalog number ' Type of fermination Crimp
_ 2 _
0,09-0 25mm? | 28-24 N 02 015 0052 (X) Anschlussquerschnift 0.09-10mm’ / AWG 28-18
1.5mm 0,35-0,5mm? | 22-20 N 02 015 0046 (X) Wire gauge
| 0,75-1,0mm? /| 18 N 02 015 0047 (X) AnschlieObare Kabeldurchmesser 78-10mm
0,14-0,5mm? | 26-20 - Fossible cable diamerers
l,6mm 0,5-15mm? / 20-16 - Verriegelung Bajonett
1,5-2,5mm? / 1614 - Locking Bayonet
05-15mm? / 20-16 -
2.5mm 15-25mm? | 16-14 -
25-L0mm? | 14-12 -
(X) = Kontaktoberfldche | contact surface Gewicht lerrechnef) | (ale W7 0,05 q  |Zul. Abw.I falerances : Madstab | Seale - 11 (1:2) A3 =1®r
(1) = versilbert | silver plated T(ng /P%;”Qf/fde/mfjggﬁm_”w IS0 2768-c
2) = vergoldet | gold plated L oW/ 0 CUSTOMER DRAWING
Alle ftechnischen Dafen wurden unfer Laborbedingungen ermiffelt und konnen im Praxisbefrieb abweichen gfé\"m WRSS_%SH_i%WSEL K b ld /|7 PE
Es handelt sich ber den Angaben weder um Beschaffenheifs- noch um Haltbarkeifsgarantien Status|Released abetdose +
All technical data have been measured in a laboratory environment Gepr. [24.08.2071 female cable connector
and can be different during practical usage of rthe product Checked| MBERTSCH
Any product information is for descriptive usage only and nof legally binding, Amphenol Tuchel Blatt/ Sheet
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