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Part Number: 112513 
Family/Series: BNC Coaxial Connectors 
Product Type: JACK CRIMP 
ATTACHMENTS FOR FLEXIBLE CABLE 
Description: Straight Crimp Jack - 
Standard Cable
Captured
Cable: 55/142/223/400 ** 

 

Cable Group: 01A
Finish: Nickel
Insulation: Delrin
Impedance: 50 ohms
Crimp Tool: A
*Center contact .052" diameter, 30µ" 
Au. True 75 ohm. Use .044 hex or 
12-indent crimp 
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