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RIGHT ANGLE PLUG CRIMP ATTACHMENTS FOR FLEXIBLE AND SEMI-RIGID CABLE

For Reverse Polarized connecters, add RP to standard part number. Contact Connex marketing for availability.
For Reverse Threaded connecters, add RT to standard part number. Contact Connex marketing for availability.
For Crimp Tool information, see page 183.
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For Cable Group Legend, see page 97

122140 01 Nickel Delrin 50 A
122430 01A Nickel Delrin 50 A
122142 03 Nickel Delrin 50 A
122143 03 Nickel Delrin 75 A
122411 01B Nickel Delrin 50 A
122414 07B Nickel Teflon 50 A
122416 07C Nickel Teflon 50 L

122464 17 Nickel Teflon 50 .610
HEX

Remark: Cable center conductor solder to pin directly

Cable Crimp 
P.N. Group Finish Insulation Impedance Tool

RIGHT ANGLE CRIMP/SOLDER PLUG — STANDARD CABLE

122144 02 Nickel Delrin 50 A
122146 04 Nickel Delrin 50 A
122147 04 Nickel Delrin 75 A

Remark: Cable center conductor solder to pin directly

Cable Crimp 
P.N. Group Finish Insulation Impedance Tool

RIGHT ANGLE CRIMP/SOLDER PLUG — PLENUM CABLE

122148 05 Nickel Delrin 50 B
122407 05A Nickel Delrin 50 B
122149 06 Nickel Delrin 75 B
122448 06A Nickel Delrin 75 B

Remark: Cable center conductor solder to pin directly,
Hex. crimp size .178"

Cable Crimp 
P.N. Group Finish Insulation Impedance Tool

RIGHT ANGLE CRIMP/SOLDER PLUG — MINIATURE CABLE

122150 01 Nickel Delrin 50 A
122152 03 Nickel Delrin 50 A
122153 03 Nickel Delrin 75 A
122365 01A Nickel Delrin 50 A

Cable Crimp 
P.N. Group Finish Insulation Impedance Tool

RIGHT ANGLE CRIMP/CRIMP PLUG — STANDARD CABLE
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