NOTE:
1. UNLESS OTHERW [SE SPECIFIED.TOLERANCES ARE £0.004 [0.1 MM]
2. RETURN LOSS - 1GHz »18dB, 2GHz > 12dB, 3GHz > 8dB
3. INSERTION LOSS - 1GHz < 0.2dB, 2GHz < 0.25dB, 3GHz < 0.9dB
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1 7 CAP ALUMINNUM 1
| | 6 HEX NUT BRASS 1 NICKEL
_/ | 5 CONTACT PHOSPHOR BRONZE 1 TIN
STAKE b BODY-REAR ZINC 1 NICKEL
3 CONTACT PIN BRASS 1 TIN
2 INSULATOR DELRIN 1
1 BODY-FRONT BRASS 1 NICKEL
S.NO. DESCRIPTION MATERTAL QTY FINISH
UNLESS OTHERWISE SPECIFIED, DIMENSIONS ARE IN INCHES AND TOLERANCES ARE: MATER IAL DRAWN DATE TITLE
2 PLACE DECIMAL 3 PLACE DECIMAL ANGLES
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Amphenol Connex
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Wide Selection
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APPLICATIONS:

Instrumentation

Military-Aerospace ﬁ :
Broadband ? f ?

FEATURES & BENEFITS:
High Quality 5) ”e G

RFID

Telecommunication

800.942.6639

www.amphenolconnex.com

7/16 & N Adapter Kit
P/N 312100 e Call for Details QUALITY COAXIAL ADAPTERS
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