""WERCEK PROFIBUS®-PA Physical Media Connectivity

PROFIBUS -PA, eurofast’ Field Wireable Connectors

® Screw Terminals Accept up to
AWG Conductors
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B 8141-0/PG9

BS 8141-0/PG9

PBT, Black, PG 9 cable gland, accepts
4-8 mm cable diameter, 85°C, 125V,
4 A, mates with standard key 4-pin
eurofast cordsets and receptacles

B 8241-0/PG9

BS 8241-0/PG9

PBT, Black, PG 9 cable gland, accepts
4-8 mm cable diameter, 85°C, 125V,
4 A, mates with standard key 4-pin
eurofast cordsets and receptacles
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