
WIRE FERRULE CRIMPING TOOLS 

TRAP24-14L—Trapezoid Crimper, NO Ratchet, Side Entry 

 Range 24-14 AWG (0.25-2.5mm²)   

Length 5.9 Inches (150mm) 

Weight 5.6 Ounces (174g) 

IND20-6L—Indent Crimper, NO Ratchet, Side Entry 

 Range 20-6 AWG (0.8-16mm²) Single 

 20-10 AWG (0.8-6mm²) Twin 

Length 7.1 Inches (180mm) 

Weight 10.6 Ounces (330g) 

SQ28-10—Square Crimper, Ratchet, Side Entry 

 Range 28-10 AWG (0.08-6mm²) Single 

 20-14 AWG (0.5-2.5mm²) Twin 

Length 7.1 Inches (180mm) 

Weight 

 

   

  

  

  

 

   

  

  

 

 

 




