
Pneumatic Crimpers 

PC24-14B—Bench Crimper, Trapezoid Crimper, Side & Front Entry 

 Range 24-14 AWG (0.25-2.5mm²) 

Length 5.5x7.8x2.8 inches (140x200x70 mm) 

Weight 2.2 pounds (1000g) 

Pressure 58 PSI (4 Bar) 

PC24-14H—Hand Crimper, Trapezoid Crimper, Side & Front Entry 

 Range 24-14 AWG (0.25-2.5mm²) 

Length 1.73 x 7.88 Inches (44 x 200mm) 

Weight 14.1 Ounces (400g) 

Pressure 58 PSI (4 Bar) 

PC12-8B—Bench Crimper, Trapezoid Crimper, Side & Front Entry 

 Range 12-8 AWG (4-10mm²)  

Length 5.5x7.8x2.8 inches (140x200x70 mm) 

Weight 2.2 pounds (1000g) 

Pressure 58 PSI (4 Bar) 

PC12-8B—Hand Crimper, Trapezoid Crimper, Side & Front Entry 

 Range 12-8 AWG (4-10mm²)   

 Length 1.73 x 7.88 Inches (44 x 200mm) 

 Weight 14.1 Ounces (400g) 

 Pressure 58 PSI (4 Bar) 

ACCESSORIES 

 PC1 Balancer 

 PC2 Magnetic Tool Holder 




