SPECIFICATIONS

[General Specifications]

Model KHE-2401-0-1
Rated Voltage 24V DC (No polarity)
Operating Voltage Rated Voltage +10%
Current Luminous color Red Amber Green Blue
Consumption Max. 340mA 340mA 420mA 900mA
Power Luminous color Red Amber Green Blue
Consumption Max. 8.2W 8.2W 10.1W 21.6W
Rotation pattern 175+10 Flashes Per Minute
Flashing Rate Blinking pattern 55+10 Blinks Per Minute
Strobe pattern Double 75£10 Flashes Per Minute
Operating Ambient Temperature -30°C to +60°C

Indoors and Outdoors
Mounting Location In the case of use as UL standard model, this product can be used only indoors.
(Do not use it outdoors.)

Mounting Direction Indoors : Upright ,Inverted and Sideways Outdoors : Upright
Protection Rating IP23 (IEC 60529)
Environmental Condition IP55 : with SZ-200A optional rubber mount

Vibration Resistance 68.6 m/s
Insulation Resistance More than 5SMQ at 500VDC between the terminals and the chassis

Withstand Voltage 500 VAC applied for 1min between terminals and chassis without breaking insulation

Luminous Intensity Luminous color Red Amber Green Blue
Typ. 10cd or more 15cd or more 15cd or more 3cd or more
Mass (Tolerance +10%) 0.45kg
Dimensions Refer to dimensions
UL Listed (File No.E215660)

Conformity Standards Conforms to the CE requirements:EN 61000-6-4, EN 61000-6-2

RoHS Directive(DIRECTIVE 2002/95/EC)
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B Rated Voltage M Case color M Luminous color MLens color
Remarks 24V DC U: Silver R:Red Z: Clear
(No polarity) Blank : Light gray Y : Amber Blank : The same color
G : Green as luminous color
B : Blue
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Lead wire color Operation External contact > Name plafe 1
L Wire 1
Brown Strobe o T o— 3 Case 1 ABS
‘ 30 . 2 | Waterproofing gaskef 1 Si
breen Rgfaﬂom 2 Signal line 1 Lens 1 PC
Red Blinking o o—1 2 2% 2EI-F  |ME| ME & Tk & AE EES
Yellow Common No. Part Name Part No. Aty.| Material & Size & Finish | Remarks
White Power source(no polarity) | KHE-24 Dimensions
5 ( arity) Power source line S
Gray ower sourcelno polariry FN i maat )\ |\j{ ~
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Wiring drawing
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