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Cord & Cordset

Product Construction:

Conductors:
        
copper

Insulation:
   
    

Jacket:
 ®, black
    

Jacket Marking:
   2    

     
     

    

Applications:
   
 
    

Features:
     
      
characteristics
 
  

        
outdoor use
    
 ® sequential footage marking

Industry Approvals:
     
    
 
 

Packaging:
       

 
     

         
terminated.

TYPE SJOOW – 300 VOLT – UL/CSA

CATALOG
NUMBER

NO. OF
COND.

AWG 
SIZE

COND.
STRAND

NOMINAL INS.
THICKNESS NOMINAL O.D.

CURRENT
AMPS†

APPROX.
NET WT.

LBS/M'(S)
STD.
CTN.INCHES mm INCHES mm

01310 2 18 16/30 0.030 0.76 0.285 7.24 10 46 1000'

01311 3 18 16/30 0.030 0.76 0.305 7.75 10 60 1000'

01344 4 18 16/30 0.030 0.76 0.330 8.38 7 72 250'

01312 2 16 26/30 0.030 0.76 0.310 7.87 13 56 1000'

01342 3 16 26/30 0.030 0.76 0.330 8.38 13 72 250'

01343 4 16 26/30 0.030 0.76 0.365 9.27 10 89 250'

01358 2 14 41/30 0.030 0.76 0.340 8.64 18 75 250'

01360 3 14 41/30 0.030 0.76 0.370 9.40 18 100 250'

01364 4 14 41/30 0.030 0.76 0.410 10.41 15 128 250'

01379 2 12 65/30 0.030 0.76 0.410 10.41 25 108 250'

01380 3 12 65/30 0.030 0.76 0.430 10.92 25 136 250'

01381 4 12 65/30 0.030 0.76 0.475 12.07 20 177 250'

01382* 2 10 104/30 0.045 1.14 0.560 14.22 30 190 250'

01383 3 10 104/30 0.045 1.14 0.580 14.73 30 236 250'

01384 4 10 104/30 0.045 1.14 0.655 16.64 25 296 250'

Cord furnished with UL and CSA labels.
     

† Green conductor for grounding only.     
 Actual shipping weight may vary.

COLOR CODE CHART

NO. OF 
CONDUCTORS COLOR

2 Black, White

3 Black, White, Green

4 Black, White, Red, Green

Carolprene® Jacketed Type SJOOW
    


