connectivity

1-1469492-3 Product Details

MULTIGIG RT, RT 2 and RT 2R
Connectors and Accessories

Compliance)

Product Highlights:

® Accessory
Accessory Type = Guide Socket

1-1469492-3

TE Internal Number: 1-1469492-3 Right Angle Mount Angle

Industry Standard Configuration = VITA 46

a Always EU RoHS/ELV Compliant (Statement of

‘/ Active 1 Keys
Documentation & Additional Information
Product Drawings: Additional Information:
® MULTIGIG GUIDE MODULE/STANDOFF, RIGHT ANGLE, 20.3mm,... (PDF, English) ® Product Line Information
Catalog Pages/Data Sheets: Related Products:
e High Speed Backplane Connectors catalog - MULTIGIG R... (PDF, English) e Tooling

POWER_CONNECTORS_CATALOG_SEC01_BOARD_TO_BOARD (PDF, English)

L]
e 2_PIECE_POWER_CONNECTORS_qrg_4-1773458-1 (PDF, English)
® MULTIGIG RT Connector Products for VITA 46 (VPX) Sta... (PDF, English)

Product Specifications:
® None Available

Application Specifications:
® None Available

Instruction Sheets:
® None Available

CAD Files: (CAD Format & Compression Information)
e 2D Drawing (DXF, Version E)

& 3D Model (IGES, Version E)
e 3D Model (STEP, Version E)

Product Features (Please use the Product Drawing for all design activity)

Product Type Features:
Product Type = Accessory

Accessory Type = Guide Socket
Mount Angle = Right Angle
Series = None

Finish = Silver

Configuration Features:

Indust
L]

Number of Keys = 1
Key Orientation 1 (°) = 90

ry Standards:
Industry Standard Configuration = VITA 46

VITA 66.1 = No
RoHS/ELV Compliance = RoHS compliant, ELV compliant
Lead Free Solder Processes = Not relevant for lead free

RoHS/ELV Compliance History = Always was RoHS compliant

L]
Body Features: M
e Used With = VITA 46 3U & 6U 9mm Daughtercard .
process
Housing Features: .
® Housing Material = Zinc Alloy
Other:

Brand = TE Connectivity
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