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 Region  USA    Product Family  Heat Shrink, Butt Splices  Text Search: 'BSH10-E' 
Your search criteria matched only one product, shown below. 

• Designed to splice two solid or stranded wires together to repair or lengthen wires
• Butted configuration provides low profile for limited space applications
• Heat shrink polyolefin sleeve with hot melt adhesive protects against moisture
• After crimping, heat shrink insulation is completed with a standard heat gun 
• Minimum continuous operating temperature -65°F (-55°C)
• Maximum continuous operation temperature 230°F (110°C)
• Shrink temperature 250°F (120°C)  
  

Part Number: BSH10-E

RoHS Compliancy 
Status: 

Compliant

Part Description: Heat Shrink Butt Splice, 12 – 10 AWG wire range.

Product Type: Splices - Heat Shrink

CSA Certified: Yes

UL Listed: Yes

Length (In.): 1.64

Max. Ins.: .240

Panduit Color Code: Yellow

Tool: CT-310

Wire Range: 12 – 10 AWG

Wire Strip Length (In.): 5/16

Min. Order UOM: PC

Min. Order Qty.: 20

BOM Qty. (# of Pkgs.)  
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