E:'[.N Pushbuttons & Indicating Lights
22.5 mm Heavy-Duty Watertight/Oiltight
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E22 and EM22 Series, Enclosures
Enclosures Table 47-122. Enclosures — UL (NEMA) 4, 4X, 12, 13
These totally insulated, NEMA 4, 4X, Cover Holes, Centerlines and Usable Depth | Catalog Price
12 13 ratedypolycarbonate enclosures Legend Plate Selection Inches (mm) Number uUs.s
are available in 1, 2, 3, 4, 6 and 9 hole ] _ Will Accommodate 2.65 Inch | 2.5 (64) E22CSP1
configurations in single or double | (65 mm) Legend Plates Listed | 3.4 (87) E22CDP1
depth. @ on Page 47-74
y With Conduit Opening in Rear E22CDP1R
Note: For mounting dimensions and limita- ' of Enclosure P 9
tions see Pages 47-88 and 47-94. ik .
— With Safety Yellow Cover 2.2 (57) E22CSP1Y @
E = 3.15(80) E22CDP1Y ©®
With Conduit Opening in Rear E22CDP1RY
' of Enclosure
1.42 inch (36 mm) 2.2 (57) E22CSP2
N 3.15 (80) E22CDP2
] Will Accommodate
.1 Self-Adhesive Legend Plates

Listed on Pages 47-79 - 47-81

1.42 inch (36 mm) 2.2 (57) E22CSP3
3.15 (80) E22CDP3
Will Accommodate
Self-Adhesive Legend Plates
Listed on Pages 47-79 - 47-81

1.18 inch (30 mm) 2.2 (57) E22CSP4
3.15 (80) E22CDP4
Will Accommodate
Self-Adhesive Legend Plates
Listed on Pages 47-79 - 47-81

Vertical 1.38 inch (35 mm) 3.15 (80) E22CDP6
Horizontal 1.89 inch (48 mm)

Will Accommodate Aluminum
& Plastic Legend Plates
Listed on Pages 47-79 - 47-81

Vertical 1.97 inch (50 mm) 3.15 (80) E22CDP9
Horizontal 1.38 inch (35 mm)

Will Accommodate Aluminum
& Plastic Legend Plates
Listed on Pages 47-79 - 47-81

@ Yellow covers comply with background requirements for EN418 Safety of Machinery Standard.
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CA08102001E For more information visit: www.eaton.com





