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47-151Pushbuttons & Indicating Lights

47

30.5 mm Heavy-Duty Watertight/Oiltight
10250T Series, Legend Plates

Options

Legend Plates

Legend Plates with Standard Markings
The legend plates listed below are sized for all standard 
commercial enclosures and Eaton’s Cutler-Hammer cast 
enclosures. For vertical spacing less than 1.75", replace the S 
in the Catalog Number with MS, or the M with P (except Push-
Pull). No change in price. The smaller size legend plates, 
“MS” or “P” size, have limited space for legend.

Table 47-237. For Pushbutton Operators and Indicating Lights — 
Standard

� Square legend plates have a satin aluminum field. Color is on lower 
portion.

Table 47-238. Blank Plastic Legend Plates — Square

� If legend plate is to be engraved, specify field color required.
� Cannot be used on cast enclosures except for top row. Suitable for 

most sheet metal enclosures.

Table 47-239. For Selector Switch and Roto-Push Operators — 
Standard Size

� Square legend plates have a satin aluminum field. Color is on lower 
portion.

Table 47-240. 45 mm and 70 mm Plastic — Round

� If legend plate is to be engraved, specify field color required.

Table 47-241. For Push-Pull Units �

� All Push-Pull Legend Plates include the symbols ↑↓ in the center of the 
plate.

� Square legend plates have a satin aluminum field. Color is on lower 
portion.

Price Each — U.S. $  . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . .

Legend Color of
Field

Catalog Number

Square � 1/2 Round

Blank  . . . . . . . . . . . . . . . . . . . . . . . . . . . .See Table 47-243 on Page 47-152

Letters on Legend Plates Below are 3/16" High
CLAMP
CLOSE
DOWN
EMERG. STOP
FAST

Black
Black
Black
Red
Black

10250TS90
10250TS73
10250TS74
10250TS13
10250TS75

10250TM90
10250TM11
10250TM12
10250TM13
10250TM14

FASTER
FEEDER ON
FEEDER OFF
FORWARD
HIGH

Black
Black
Black
Black
Black

10250TS87
10250TS94
10250TS95
10250TS15
10250TS16

10250TM87
10250TM94
10250TM95
10250TM15
10250TM16

IN
INCH
JOG
JOG FOR.
JOG REV.

Black
Black
Black
Black
Black

10250TS17
10250TS18
10250TS19
10250TS20
10250TS21

10250TM17
10250TM18
10250TM19
10250TM20
10250TM21

LOW
LOWER
LUBE-FAIL
MOTOR RUN
MOTOR STOP

Black
Black
Black
Black
Black

10250TS22
10250TS23
10250TS92
10250TS81
10250TS82

10250TM22
10250TM23
10250TM92
10250TM81
10250TM82

OFF
ON
OPEN
OUT
POWER ON

Red
Black
Black
Black
Black

10250TS24
10250TS25
10250TS26
10250TS27
10250TS80

10250TM24
10250TM25
10250TM26
10250TM27
10250TM80

RAISE
READY
RESET
REVERSE
RUN

Black
Black
Black
Black
Black

10250TS28
10250TS86
10250TS29
10250TS30
10250TS31

10250TM28
10250TM86
10250TM29
10250TM30
10250TM31

SAFE
SLOW
SLOWER
START
STOP

Black
Black
Black
Black
Red

10250TS85
10250TS32
10250TS88
10250TS33
10250TS34

10250TM85
10250TM32
10250TM88
10250TM33
10250TM34

TEST
TRANSFER
TRIP
UNCLAMP
UP

Black
Black
Black
Black
Black

10250TS83
10250TS93
10250TS84
10250TS91
10250TS35

10250TM83
10250TM93
10250TM84
10250TM91
10250TM35

Price Each — U.S. $  . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . .

Color Catalog Number

Lettering Field Standard Jumbo � Extra Large

Black

White

White or
Silver �

Red or
Black �

10250TSP76

10250TSP77

10250TLP76

10250TLP77

10250TEP76

10250TEP77

Price Each — U.S. $ . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . .

Legend Color of
Field

Catalog Number

Square � 1/2 Round

Blank . . . . . . . . . . . . . . . . . . . . . . . . . . . . See Table 47-243 on Page 47-152

2-Position — 5/32" High Lettering
FOR. REV.
HAND AUTO
HIGH LOW
JOG RUN
MAN. AUTO

Black
Black
Black
Black
Black

10250TS38
10250TS39
10250TS40
10250TS41
10250TS67

10250TM38
10250TM39
10250TM40
10250TM41
10250TM67

OFF ON
OPEN CLOSE
RUN JOG
SAFE RUN
START JOG

Black
Black
Black
Black
Black

10250TS42
10250TS43
10250TS44
10250TS45
10250TS46

10250TM42
10250TM43
10250TM44
10250TM45
10250TM46

START STOP
UP DOWN

Black
Black

10250TS47
10250TS48

10250TM47
10250TM48

3-Position — 1/8" High Lettering
AUTO OFF HAND
FOR. OFF REV.
FOR. SAFE REV.
HAND OFF AUTO
MAN. OFF AUTO

Black
Black
Black
Black
Black

10250TS49
10250TS50
10250TS69
10250TS51
10250TS68

10250TM49
10250TM50
10250TM69
10250TM51
10250TM68

OPEN OFF CLOSE
RUN SAFE JOG
UP OFF DOWN
ON STOP SAFE

Black
Black
Black
Red

10250TS53
10250TS70
10250TS54
10250TS71

10250TM53
10250TM70
10250TM54
10250TM71

Color Catalog 
Number

Price 
U.S. $Lettering Field

45 mm
Blank Yellow or Red � 10250TRP78

70 mm
Blank Yellow or Red � 10250TRP76

Red EMERG. STOP Yellow 10250TRP79

Price Each — U.S. $ . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . .

Legend Color of
Field

Catalog Number

Square � 1/2 Round

Standard Size — Letters on Legend Plates Below are 3/32" High
PULL START/PUSH STOP
PUSH ON/PULL OFF
PULL OPEN/PUSH CLOSE
PULL UP/PUSH DOWN

Green/Red
Black
Black
Black

10250TPP2
10250TPP5
10250TPP8
10250TPP11

10250TR2
10250TR5
10250TR8
10250TR11

Jumbo Size — Letters on Legend Plates Below are 1/8" High
PULL START/PUSH STOP
PULL ON/PUSH OFF
PULL OPEN/PUSH CLOSE
PULL UP/PUSH DOWN

Green/Red
Black
Black
Black

10250TPP3
10250TPP6
10250TPP9
10250TPP12

10250TR3
10250TR6
10250TR9
10250TR12

Discount Symbol . . . . . . . . . . . . . . . . . . . . . . .  1CD1C

Square 
Legend Plate
Catalog Number 
10250TS41

1/2 Round 
Legend Plate
Catalog Number 
10250TM38

70 mm Round — 
Plastic
Catalog Number 
10250TRP79




