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Interface Modules
Diode modules & component carriers

DATA SUBJECT TO CHANGE WITHOUT NOTICE

L

87 m
m

 (3.43 in.)

TS35x7.5  56mm (2.20 in.)
TS32x15  61mm (2.40 in.)

INTERFACES
BSM Component Carrier
35 or 32 mm DIN Rail Mount
with solder posts

 

2.81mm
(.11 in.)

3.0mm
(.118 in.) 1.32mm

(.05 in.)

.90mm (.035 in.)

Solder Post

BSM Type

Part Number Type No. of Poles Module Length (L) in mm(in.) Std. Pk.
5700.2 BSM8-S 16 47 (1.85) 1
5701.2 BSM12-S 24 69 (2.72) 1

Part Number Type No. of Poles Module Length (L) in mm(in.) Std. Pk.
5700.2/S BSM8-S 16 47 (1.85) 1
5701.2/S BSM12-S 24 69 (2.72) 1

SCREW CLAMP

SPRING CLAMP

Technical Information

Current ..................6 A (12 A Bus)

Terminal.................15 A

Voltage ..................250V AC

Wire Range ...........0.5-4 mm2 / 22-14 AWG

Torque ...................0.5-4 Nm / 4 lbs-in.

Stripping Length ...8 mm


