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No. of Module Length Std. 
Ordering Information Diodes Diode Type Cat. No. (L) mm (in.) Pk.

Series Connection, 1A diodes 4 1N4007 DM4-S 8971.2 22 (  .87) 1
Series Connection, 1A diodes 8 1N4007 DM8-S 5702.2 42 (1.65) 1
Series Connection, 1A diodes 12 1N4007 DM12-S 5703.2 62 (2.44) 1
Series Connection, 1A diodes 16 1N4007 DM16-S 8973.2 90 (3.54) 1
Series Connection, 1A diodes 20 1N4007 DM20-S 8974.2 110 (4.33) 1
Series Connection, 1A diodes 24 1N4007 DM24-S 8975.2 130 (5.12) 1

Series Connection, 3A diodes 4 1N5408 DM4-S3 8971.3 22 (  .87) 1
Series Connection, 3A diodes 8 1N5408 DM8-S3 5702.3 42 (1.65) 1
Series Connection, 3A diodes 12 1N5408 DM12-S3 5703.3 62 (2.44) 1
Series Connection, 3A diodes 16 1N5408 DM16-S3 8973.3 90 (3.54) 1
Series Connection, 3A diodes 20 1N5408 DM20-S3 8974.3 110 (4.33) 1
Series Connection, 3A diodes 24 1N5408 DM24-S3 8975.3 130 (5.12) 1

Bussed Anodes, 1A diodes 6 1N4007 DM6-A-S 8842.2 22 (  .87) 1
Bussed Anodes, 1A diodes 14 1N4007 DM14-A-S 5704.2 42 (1.65) 1
Bussed Anodes, 1A diodes 22 1N4007 DM22-A-S 5705.2 62 (2.44) 1

Bussed Cathodes, 1A diodes 6 1N4007 DM6-K-S 8850.2 22 (  .87) 1
Bussed Cathodes, 1A diodes 14 1N4007 DM14-K-S 5706.2 42 (1.65) 1
Bussed Cathodes, 1A diodes 22 1N4007 DM22-K-S 5707.2 62 (2.44) 1

Wire Range Voltage
0.5-4mm2

22-12 AWG 250V

Specifications:

Diode: 1N4007 or equivalent
Rated Current: 1A

Diode: 1N5408 or equivalent
Rated Current: 3A

Maximum Blocking Voltage - 1000V DC

Rated Bus Current: 10A
(12A at 30˚C (86˚F) Temperature Rise)

INTERFACES
Diode Module
35 or 32mm DIN Rail Mount

Wire individually labeled diodes into
existing circuits for freewheeling, DC
inductive kick suppression (commutating),
reverse DC polarity protection, etc. Use
bussed diodes for distribution of logic Vcc or
ground, or gather and decouple electrical
signals for lamp testing or collective fault
messages. Use as commutating diodes
across inductive loads such as DC relays,
solenoid valves, actuator magnets, etc. to
suppress voltage surges.

Standard modules include series connection
diode circuits in 1 Amp and 3 Amp versions,
and diode gates with bussed anodes or
cathodes.

• Screw-Cage Clamp Connections
• Special Configurations Available
• DIN Rail Mount, Panel Mount Available

DM
Diode Module

L

87 mm (3.43 in.)

TS35x7.5 56mm (2.21 in.)
TS32x15 61mm (2.40 in.)

DIODE MODULES & COMPONENT CARRIERS
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L

87 mm 

(3.43 in.)

TS35x7.5 71 mm (2.60 in.)
TS32x15 76 mm (2.99 in.)

L

87 mm 
(3.43 in.)

TS35x7.5 71 mm (2.60 in.)
TS32x15 76 mm (2.99 in.)

Carrier Only Module with RelaysCarrier Only Module with Relays

Type Cat. No. Type Cat. No. Type Cat. No. Type Cat. No.

RC1E1 8929.5 RM1E1 8929.2 RC2E1 8945.5 RM2E1 8949.2
RC1G1 8933.5 RM1G1 8933.2 RC2G1 8951.5 RM2G1 8951.2
RC1U1 8935.5 RM1U1 8935.2 RC2U1 8953.5 RM2U1 8953.2
RC1X1 8940.5 RM1X1 8940.2 RC2X1 8954.5 RM2X1 8954.2

RC1E2 8929.6 RM1E2 8929.3 RC2E2 8949.6 RM2E2 8949.3
RC1G2 8933.6 RM1G2 8933.3 RC2G2 8951.6 RM2G2 8951.3
RC1U2 8935.6 RM1U2 8935.3 RC2U2 8953.6 RM2U2 8953.3
RC1X2 8940.6 RM1X2 8940.3 RC2X2 8954.6 RM2X2 8954.3

RC1E4 8931.5 RM1E4 8931.2 RC2E4 8955.5 RM2E4 8955.2
RC1G4 8941.5 RM1G4 8941.2 RC2G4 8956.5 RM2G4 8956.2
RC1U4 8942.5 RM1U4 8942.2 RC2U4 8957.5 RM2U4 8957.2
RC1X4 8943.5 RM1X4 8943.2 RC2X4 8959.5 RM2X4 8959.2

RC1E8 8931.6 RM1E8 8931.3 RC2E8 8955.6 RM2E8 8955.3
RC1G8 8941.6 RM1G8 8941.3 RC2G8 8956.6 RM2G8 8956.3
RC1U8 8942.6 RM1U8 8942.3 RC2U8 8957.6 RM2U8 8957.3
RC1X8 8943.6 RM1X8 8943.3 RC2X8 8959.6 RM2X8 8959.3

RC1E16 8932.5 RM1E16 8932.2 RC2E16 8963.5 RM2E16 8963.2
RC1G16 8944.5 RM1G16 8944.2 RC2G16 8972.5 RM2G16 8972.2
RC1U16 8946.5 RM1U16 8946.2 RC2U16 8995.5 RM2U16 8995.2
RC1X16 8948.5 RM1X16 8948.2 RC2X16 8999.5 RM2X16 8999.2

Std. Pk.: 1 Std. Pk.: 1 Std. Pk.: 1 Std. Pk.: 1

Contact Ratings
Wire Range Current Voltage
0.5-4mm2 250VAC/
22-12 AWG 6A 30VDC

Contact Ratings
Wire Range Current Voltage
0.5-4mm2 250VAC/
22-12 AWG 8A 30VDC

INTERFACES
Relay Modules and Carriers
Isolated Channels 
35 or 32mm DIN Rail 

Isolated channels (no bus) allow control of
each relay by a different logic system, if
necessary. Mix sourcing (positive switching,
Vcc on/off) and sinking (negative switching,
ground on/off) on a single multi-relay
module. Provide spare relay channels for
future needs without committing to a specific
logic power supply, and without committing
coil-drive power for more than one relay at
a time.

Altech Relay Modules provide high density
packaging of miniature general purpose
relays with Single Pole Double Throw (Form
C) and Double Pole Double Throw (2 Form
C) contact configurations and low current
AC and DC coils. Load your own relays in
our RC Relay Carrier, or order the RM Relay
Module complete with relays.

Call us with your custom module
requirements!

• Screw-Cage Clamp Connections
• LED Coil Voltage Indicator
• Reverse DC Polarity LED Protection
• Surge Suppression with DC Coil
• DIN Rail Mount, Panel Mount Available

RC1 / RM1
Single Pole Double Throw

RC2 / RM2
Double Pole Double Throw

Module Length
Ordering Information (L) mm (in.)

1 Channel, Coil Voltage 21 (0.83)
12V DC
24V DC

110V AC 
220V AC

2 Channel, Coil Voltage 40 (1.57)
12V DC
24V DC

110V AC
220V AC

4 Channel, Coil Voltage 79 (3.11)
12V DC
24V DC

110V AC
220V AC

8 Channel, Coil Voltage 157 (6.18)
12V DC
24V DC

110V AC
220V AC

16 Channel, Coil Voltage 311 (12.24)
12V DC
24V DC

110V AC
220V AC

RELAY MODULES
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L

87 mm 

(3.43 in.)

TS35x7.5 71 mm (2.80 in.)
TS32x15 76 mm (2.50 in.)

L

87 mm 

(3.43 in.)

TS35x7.5 71 mm (2.80 in.)
TS32x15 76 mm (2.50 in.)

Module Length 
Ordering Information (L) mm (in.)

8 Channel, Bussed DC+ 125 (4.92)
12V DC(E)
24V DC(G)

8 Channel, Bussed DC- 125 (4.92)
12V DC(E)
24V DC(G)

8 Channel, Bussed AC (N) 125 (4.92)
110V AC(U)
220V AC(X)

16  Channel, Bussed DC+ 248 (9.76)
12V DC(E)
24VDC(G)

16 Channel, Bussed DC- 248 (9.76)
12V DC(E)
24V DC(G)

16 Channel, Bussed AC (N) 248 (9.76)
110V DC(U)
220V AC(X)

Type Cat. No. Type Cat. No. Type Cat. No. Type Cat. No.

RCB1E8V 8912.5 RMB1E8V 8912.2 RCB2E8V 8923.5 RMB2E8V 8923.2
RCB1G8V 5494.5 RMB1G8V 5494.2 RCB2E8V 8924.5 RMB2G8V 8924.2

RCB1E8G 8912.6 RMB1E8G 8912.3 RCB2E8G 8923.6 RMB2E8G 8923.3
RCB1G8G 5492.5 RMB1G8G 5492.2 RCB2G8G 8924.6 RMB2G8G 8924.4

RCB1U8 5502.5 RMB1U8 5502.2 RCB2U8 8925.5 RMB2U8 8925.2
RCB1X8 8913.6 RMB1X8 8913.3 RCB2X8 8925.6 RMB2X8 8925.3

RCB1E16V 8914.5 RMB1E16V 8914.2 RCB2E16V 8926.5 RMB2E16V 8926.2
RCB1G16V 5508.5 RMB1G16V 5508.2 RCB2G16V 8926.6 RMB2G16V 8926.3

RCB1E16G 8921.5 RMB1E16G 8921.2 RCB2E16G 8927.5 RMB2E16G 8927.2
RCB1G16G 5506.5 RMB1G16G 5506.2 RCB2G16G 8927.6 RMB2G16G 8927.3

RCB1U16 5514.5 RMB1U16 5514.2 RCB2U16 8928.5 RMB2U16 8928.2
RCB1X16 5514.6 RMB1X16 5514.3 RCB2X16 8928.6 RMB2X16 8928.3

Std. Pk.: 1 Std. Pk.: 1 Std. Pk.: 1                          Std. Pk.: 1

INTERFACES
Relay Modules and Carriers
Bussed Channels 
35 or 32mm DIN Rail 

Altech Bussed Relay Modules provide high
density packaging of miniature general
purpose relays with minimal hook-up wiring.
Select from bussed DC Positive (DC Negative
switching), bussed DC Negative (DC Positive
switching), or bussed AC neutral. 

Ideal for traditional mechanical relay
input/output array between a single logic
system and peripheral devices, or between
logic systems in a network as well as their
peripheral and field devices. 

Load your own relays in our RCB Relay
Carrier, or order the RMB Relay Module
complete with 8 or 16 relays.

Call us with your custom module 
requirements!

• Screw-Cage Clamp Connections
• LED Coil Voltage Indicator
• Reverse DC Polarity LED Protection
• Surge Suppression With DC Coil
• DIN Rail Mount, Panel Mount Available

Carrier Only Module with RelaysCarrier Only Module with Relays

Contact Ratings
Wire Range Current Voltage
0.5-4mm2 250VAC/
22-12 AWG 6A 30VDC

Contact Ratings
Wire Range Current Voltage
0.5-4mm2 250VAC/
22-12 AWG 8A 30VDC

RC1 / RM1
Single Pole Double Throw

RC2 / RM2
Double Pole Double Throw

RELAY MODULES
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L

87 mm (3.43 in.)

TS35x7.5 70 mm (2.75 in.)
TS32x15 75 mm (2.95 in.)

L

87 mm 

(3.43 in.)

TS35x7.5 71 mm (2.80 in.)
TS32x15 76 mm (2.50 in.)

Type Cat. No. LEDb (2mA)

RMH1B 8905.2 Yellow
RMH1C 8906.2 Green
RMH1E 8907.2 Red
RMH1G 5800.2 Yellow
RMH1J 5802.2 Green
RMH1K 8908.2 Red
RMH1M 5803.2 Red

RMH1N 8909.2 Green
RMH1R 8910.2 Red
RMH1S 5801.2 Red
RMH1T 8911.2 Red
RMH1U 5804.2 Yellow
RMH1X 5805.2 Green
RMH1Y 5806.2 Red

Std. Pk.: 1

Module Length (L) 21mm (0.83 in.)

Type Cat. No. LEDc (2mA)

RMH4B 8905.3 Yellow
RMH4C 8906.3 Green
RMH4E 8907.3 Red
RMH4G 5800.3 Yellow
RMH4J 5802.3 Green
RMH4K 8908.3 Red
RMH4M 5803.3 Red

RMH4N 8909.3 Green
RMH4R 8910.3 Red
RMH4S 5801.3 Red
RMH4T 8911.3 Red
RMH4U 5804.3 Yellow
RMH4X 5805.3 Green
RMH4Y 5806.3 Red

Std. Pk.: 1

Module Length (L) 79mm (3.11 in.)

Ordering Information

Relay Module, Coil Voltage
5V DC 
6V DC 

12V DC 
24V DC 
48V DC 
60V DC 

110V DC 

6V AC 
12V AC 
24V AC 
50V AC 

110V AC 
220V AC 
240V AC 

General Relay Specifications (Typical)
Mechanical Life: 30 x 106 ops
Max. No. of Switching Cycles at Rated Load: 1200 ops/hr
Operate Time (pick-up): 9ms
Release Time (drop-out): 3ms
Bounce Time: 2ms

Contact Ratings Contact Ratings
Wire Range Current Voltage Wire Range Current Voltage
0.5-4mm2 250VAC/ 0.5-4mm2 250VAC/
22-12 AWG 15A 30VDC 22-12 AWG 15A 30VDC

a Catalog specifications from several manufacturers of
the 16 Amp (dual 8 Amp) relay are available, please
consult Altech.

b For alternate LED colors, please consult Altech. c For alternate LED colors, please consult Altech.

INTERFACES
Relay Modules - High Current 
Isolated Channels - 15 Amp
35 or 32mm DIN Rail

A true high-current rating in a DIN Rail
mount miniature relay module. The miniature
relays used in the Altech RMH have a SPDT
(Form C) 16 Amp continuous current rating,
developed from dual 8 Amp contacts that
are internally connected in parallel. The
relay socket is rated dual 8 Amp. Printed
circuit traces are balanced, rated 16 Amp
and connect to Altech terminal blocks UL
rated 15A/300V. 

Typical relay specifications combined with
other module component ratings give
module ratings suitable for many control
applications.

Resistive: 15A at 250V AC/30V DC
Inductive: 8A at 250V AC/30V DC
Tungsten (TV-3): 3A at 120V AC
Motor: 1/3hp at 120V AC

1/2hp at 250V AC

• Screw-Cage Clamp Connection
• LED Coil Voltage Indicator
• Reverse DC Polarity LED Protection
• Surge Suppression With DC Coils
• Industry Standard Relaysa

• DIN Rail Mount, Panel Mount Available

RMH1- 1 Channel
Single Pole Double Throw

RMH4 - 4 Channel
Single Pole Double Throw

RELAY MODULES


