
(M) = Male Plug  (F) = Female Socket

Connectivity Solutions D-Subminiature Connectors & Adapters

D-Sub Termination Tools

D-Sub Pins & Sockets

Description Length Figure Gender Part No. (1 Set) Bulk (50 Sets)
Screw & Retainer 0.31" A M 40-98440M 40-98440M-C
Screw & Retainer 0.55" B M 40-98441M 40-98441M-C
Hex Female Screw Locks 0.30" C F 40-98440F 40-98440F-C
Hex Female Screw Locks 0.50" D F 40-98442F 40-98442F-C
Hex Standoff 0.24" E F 40-98443N 40-98443N-C
Thumbscrew Set 1.25" F M 40-9844T 40-9844T-C

Standard D-Sub Pins for 
98 & 99 Series (M)
Gold Plated

Part No. Quantity
40-9854M 25 per bag
40-9856M 100 per bag

Standard D-Sub Pins for 
98 & 99 Series (F)
Gold Plated

Part No. Quantity
40-9864S 25 per bag
40-9866S 100 per bag

High Density D-Sub Pins for 
98 & 99 Series (M)
Gold Plated

Part No. Quantity
40-9428M 100 per bag

High Density D-Sub Pins for 
98 & 99 Series (F)
Gold Plated

Part No. Quantity
40-9428F 100 per bag

D-Sub Insertion 
& Extraction Tool

Part No.   Type
40-9865    Standard
40-9427T  High-Density

D-Sub Non-Ratchet 
Crimp Tool
Crimps Non-Insulated
Open Barrel Connectors
& Contacts.

Blister No.
24-73733P

D-Sub Crimping Tool
for Precision Machined
Contacts, 4 Way Indent,
Crimps 20-26 AWG with 
Built-in Contact Locator.

Blister No.
24-8643P

D-Sub Full Cycle Ratchet Crimping Tool
with Tension Adjustment Wheel,
Crimps 18-22 & 24-30 AWG, 
Non-Insulated Open Barrel
Connectors, D-Sub Contacts.

Blister No.
24-8645P

D-Sub Hardware
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D-Sub Full Cycle Ratchet Crimping Tool
Crimps 10-22 AWG Non-Insulated
Open Barrel Connectors, D-Sub &
V.35 Contacts.

Blister No. Replacement Die No.
24-8644P 99-8644

D-Sub Wallplates
Stainless Steel, White

Pins Single
9 40-9535
15 40-9533
25 40-9531

D-Sub Stainless Steel Wallplates


