
(M) = Male Plug  (F) = Female Socket

Connectivity SolutionsRF Connectors & Adapters

Isolated BNC (F)
3/8" Chassis 
Mount Hole

Part No.
27-8461 (CPAD520)

Isolated Dual BNC (F)
1/2" & 5/8" Chassis
Mount Hole

Part No.
27-8471 (CPAD521)

Dual BNC (F) 
1/2" Chassis Mount
Hole, UG-492

Part No.
27-8470

Solder to BNC (F) 
3/8" Mounting Hole,
UG-1094U

Part No. 
27-8460 (CPI094U)

Chassis Mount 50 Ohm BNC Connectors

Twist-On 50 Ohm BNC Connectors  

Twist-On BNC (M)
Piece, Crimpless & Solderless

Part No. Cable Type
27-9050 (CPFIUG882) RG-59 & 62 
27-9051 (CPFIUG881) RG-58
27-9052 (CPFIUG885) RG-6
27-9054 (CPFIUG8810) RG-59 & 62TFE
27-9058 Belden 8281
27-9059 RG-58TFE
CPFIUG884 RG-MATV-59

Right Angle, Twist-On BNC (M) 
1 Piece, Crimpless & Solderless

Part No. Cable Type
27-9036 RG-58
27-9038 RG-6
27-9056 RG-59 & 62
27-9057 RG-59 & 62TFE

Twist-On BNC (F)
1 Piece, UG-89

Part No. Cable Type
27-9032 RG-6
27-9033 RG-59 & 62TFE
27-9053 (CPFIUG892) RG-58, 59 & 62

BNC Terminators & Attenuator Pads

BNC  Terminators
1/2 W @ 1%, with and without Grounding Strap

Ohms Color w/Strap w/o Strap
50 Ohms Green 27-9245 27-9008
75 Ohms Purple 27-9246 27-9007 (CP88T75)

BNC (M) to BNC (F) Attenuator Pads
1/2 W @ 5%, 50 Ohms 

Part No. Rating
27-9300-3 3db
27-9300-6 6db
27-9300-10 10db
27-9300-20 20db


