
B-040-24-N Product Details

B-040-24-N
 

TE Internal Number: 120411-000

 Active

Cable Terminations

 Always ELV Compliant (Statement of Compliance)

Product Highlights:

Applies To Coaxial Cable
Coaxial Cable Type (RG/U or Mfg.) = 179, 316
Jacket Outer Diameter = 4.40 mm
Dielectric O.D. Max. = 1.20 - 2.50 mm
Shield O.D. (Min.) = 1.50 - 2.80 mm

View all Features

Documentation & Additional Information

Product Drawings:
Coaxial SolderSleeve Device with Pre-Installed Stran... (PDF, English)

Catalog Pages/Data Sheets:
None Available

Product Specifications:
None Available

Application Specifications:
None Available

Instruction Sheets:
None Available

CAD Files:
None Available

List all Documents

Related Products:
Tooling

Product Features (Please use the Product Drawing for all design activity)

Body Related Features:
Jacket Outer Diameter (mm [in]) = 4.40 [0.173]

Dielectric O.D. Max. (mm [in]) = 1.20 – 2.50 [0.047 – 0.100]

Conductor O.D. (mm [in]) = 0.30 – 1.60 [0.011 – 0.063]

Cable Shield Material = Silver, Tin

Preinstalled Lead Plating = Tin

Housing Related Features:
Shield O.D. (Min.) (mm [in]) = 1.50 – 2.80 [0.060 – 0.110]

Preinstalled Lead Wire Size (mm² [AWG]) = 0.24 [24]

Preinstalled Lead Stranding = Stranded

Preinstalled Lead Type = 55A0111

Configuration Related Features:
Coaxial Cable Type (RG/U or Mfg.) = 179, 316

Industry Standards:
RoHS/ELV Compliance = ELV compliant

Lead Free Solder Processes = Not relevant for lead free
process

RoHS/ELV Compliance History = Always was ELV compliant

Conditions for Usage:
Applies To = Coaxial Cable

Cable Temperature Rating (°C) = 125

Operating Temperature (Max.) (°C) = 150

Other:
Brand = Raychem

Tyco Electronics

http://www.tycoelectronics.com/catalog/html/en/partstatus.html
http://www.tycoelectronics.com/catalog/html/en/partstatus.html
http://www.tycoelectronics.com/catalog/html/en/leadfreecompliance.html
http://www.tycoelectronics.com/catalog/html/en/leadfreecompliance.html
http://www.tycoelectronics.com/commerce/alt/SinglePartSearch.do?PN=120411-000&dest=stmt
http://www.tycoelectronics.com/catalog/pn/en/120411-000?RQPN=B-040-24-N#features
http://www.tycoelectronics.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Customer+Drawing%7FB-040-GA-N%7F2%7Fpdf%7FEnglish%7FENG_CD_B-040-GA-N_2.pdf%7F120411-000
http://www.tycoelectronics.com/commerce/DocumentDelivery/DDEController?Action=selcritrslt&searchby=part&searchfor=120411-000&doctypes=All&docformats=All&doclangs=All&TCPN=120411-000
http://www.tycoelectronics.com/catalog/ToolingXrefWeb/TXRCategory.do?TP=120411-000&PP=B-040-24-N
http://www.tycoelectronics.com/catalog/bin/TE.Connect?C=15717&M=HELP&BML=&PID=120614&N=28589&RQS=C~1%5EM~BYPN%5ETCPN~120411-000%5ERQPN~B-040-24-N
http://www.tycoelectronics.com/catalog/bin/TE.Connect?C=15717&M=HELP&BML=&PID=120614&N=28591&RQS=C~1%5EM~BYPN%5ETCPN~120411-000%5ERQPN~B-040-24-N

