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SD SERIES
RELAY SOCKETS

CUSTOM CONNECTOR

DESCRIPTION 12 and 14 Pin Heavy Duty Sockets 

ELECTRICAL RATING • SD12-PC - 600 Volts, 10 Amps
• SD14-PC - 300 Volts, 10 Amps

CONSTRUCTION Contacts • Brass, Nickel Plated
Screws • Pressure Clamp, 6 - 32 x 5/16” Steel,

Zinc plated, Wire Range #12 - #22 
Solid or Stranded

Molding • Break Resistant Thermoplastic

AGENCY APPROVALS • UL recognized, File No. E60008

• CSA certified, File No. LR29513

ORDERING CODE

PART NO. DESCRIPTION TERMINAL TYPE
SD12-PC 12 Pin (Fig. 1) Pressure Clamp Screws
SD14-PC 14 Pin (Fig. 2) Pressure Clamp Screws

®

®

24

1.678[42.62]

2.606[66.19]

.464[11.79]

1.223[31.06]

.182[4.62] THRU WITH 

.340[8.64] 
COUNTERBORE x 
.400[10.07] DEEP.}

.857[21.77]

2.211[56.16]

.306[7.77] .110[2.79]

CUSTOM
CONNECTOR

SD12-PC

.664[16.87]

Fig. 1

TYP.

     
     

TO
P

1 2 3 4 5 6

91011121314

CUSTOM
CONNECTOR
CORP.
PART NO.SD14

8

7

.173 [4.39] DIA. THRU, .343 [8.71] DIA.
COUNTERBORE TO .385 [9.78] DEEP.

2.316 [58.83]

.875 [22.23]

.312 [7.92]

3.093 [78.56]

.904[22.96]

2.592[65.84]

1.158[29.41]

Fig. 2




