Model Results

PART
NUMBER

2711021

27L1021BX

BRAND

GE Copacioors
Ll

St Copaciws
Fyrege tot

LEADTIME

Standard

Standard

UF1

UF2

VOLTAGE

440 VAC

440 VAC

DIA
(IN)

1.25

1.25

CASE
STYLE

Oval

Oval

HGT
(IN)

1.56

1.56

PROD
TYPE

Qil-Filled
Approved)
Qil-Filled

(UL
Approved)

LIFE
(HRS)

60000

60000

TEMP
(c)

-40 to 70

-40 to 70
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