
3M™ Scotchcast™ Electrical Insulating and Sealing Compound 2104A (3.46 oz),
10 per case

This compound is a two-part, low- viscosity polyurethane for
permanent splice protection.

 

Manufacturing Origin: USA

3M ID  80610073654    UPC#  00054007311898    3M Product Number  2104A     

Specifications

China RoHS - Below MCV Yes

Color Green

Container Size bag size A - 3.46 oz

Dielectric Strength 524 Millivolt

Elongation 98 Percent

EU RoHS Compliant Yes

Gel Time 18 Minutes at 73°F (23°C)

Hardness 70 Shore A

Material Polyurethane

Maximum Operating Temperature 130 Degree Celsius

Minimum Operating Temperature 0 Degree Celsius

Temperature Rating Class B

Tensile Strength 444 Pound-Force Per Square Inch
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