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Part Number 2111H10C3
Connector Type C13

Plug Type 2 pins and earth contact
Category Plastic
Application Detachable
Plug Catalog No. M2511
Connector Catalog No. V1625

Cable HO5VV-F 3x1.00
Jacket Color Black

Length in Feet 8.2'

Length in Meters 25
Temperature Rating 60C

Packaging Units Per Carton B-50
Color Coding

Nominal OD in Inches

Nominal OD in Millimeters

Cont. European Plug. See 2112H for cord with right angle connector. See 17801 for cord
without connector. See 17850 for 2.0 meter version.
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