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 ■ Pocket size design
 ■ Non-Impact punch down function

 
   

Item # Figure Description

TEL-6070 FIG. 1 66/110 PUNCH DOWN TOOL WITH PUNCH ONLY BLADE

TEL-6110 FIG. 2 110 PUNCH TOOL WITH BUILT-IN UTP STRIPPER

 ■ Replacement blades for impact punch down tools only
 ■ For use with TEL-6080/6090/6091/6095/7000 tools
 ■ Compatible with most competitor’s impact punch down tools

Item # Figure Description

TEL-6092 FIG. 3 KRONE PUNCH & CUT BLADES

TEL-6097 FIG. 4 66 PUNCH & CUT BLADES

TEL-6098 FIG. 5 110 PUNCH & CUT BLADES

 ■ For termination of 66, 110 & Krone style connectors
 ■ Adjustable impact tension adjustment
 ■ Built-in locking blade storage

   

Item # Figure Description

TEL-6080 FIG. 6 IMPACT PUNCH DOWN TOOL 
WITH 110 PUNCH & CUT BLADES

TEL-6090 FIG. 7 PRO-SERIES IMPACT PUNCH DOWN TOOL 
WITH 110 PUNCH & CUT BLADES

TEL-6091 FIG. 7 PRO-SERIES IMPACT PUNCH DOWN TOOL 
WITH KRONE PUNCH & CUT BLADES

TEL-6095 FIG. 8 PRO-SERIES IMPACT PUNCH DOWN TOOL 
WITH110 PUNCH & CUT BLADES/PIC TOOLS

TEL-7000 FIG. 7 PRO-SERIES IMPACT PUNCH DOWN TOOL 
WITH (2) PUNCH & CUT BLADES - 66 & 110

TEL-6060 FIG. 9 MULTI-PUNCH KEYSTONE CRIMP TOOL, BLUE 
FOR QUEST SLIM-STYLE CAT5E/CAT6 JACKS

TEL-6061 FIG. 9 LOCJACK MULTI-PUNCH KEYSTONE CRIMP TOOL, YELLOW 
FOR QUEST LOCJACK SLIM-STYLE CAT5E/CAT6 JACKS ONLY
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