BEIGE(MM),BLUE(SM)

BLACK(MM),BLUE(SM)

HEAT SHRINK TUBE:WHITE

HEAT SHRINK TUBE: WHITE

|_1404+10mm

2mm Jacket Orange(MM), Yellow(SM), Aqua(10GIG)

130+10mm |
RED(MM),WHITE(SM)
L
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SPECIFICATIONS: LENGTH (L) TOLERANCE Tolerances unless otherwise specified: |Checked By DX LC_ST JUMPER
Type Multi-Mode |  Single Mode <M +50mm /-0 — ——
Insertion Loss <0.2dB > 1M<1ioM | +100mm/-0
Return Loss =55dB >10M <<30M | +150mm/-0 Scale @LJESL i A
Test Wavelength 1310nm =30M +1%/-0 Version | 1.0 sheet 1 of 1 ke




