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1050QC, 1051QC, 1052QC, 1053QC and
1090QC Series Non-Relampable 
Neon-Incandescent Indicator Lights

Mounting: Will snap-fit into Ø.500” hole in panels 
.020” -.100” thick. Push-on speednut SN0461-C also
available. 

Terminals: Tinned brass

Lens: Polycarbonate

Bezel: Polished stainless steel. For Black Bezel, please add a 
“X” after “C”, for example: 1090QCX3-28V 

Housing: White Nylon

* Incorporates G2B lamp and resistor.
Underwriters Laboratories (UL) File No. E20356 
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