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stripped .430/.570.

* Incorporates G2B lamp and resistor.
** Incorporates T2B lamp and resistor.
Underwriters Laboratories (UL) File No. E20356 

All dimensions
in inches.
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Speed Nut SN1287-C:

Dimensions in inches

Mounting: Ø.310” min., supplied with push-on speednut SN1287-C

Wire Leads: No. 22 AWG (105°C), 4.40”/4.80” long, stripped .430”/.570”

Lens: Polycarbonate (Neon: Transparent, Incandescent: Translucent)
Bezel: Stainless Steel  

Housing: White Nylon


