
 

 

i800 AC Current Clamp Probe
Specifications

Nominal current range 800 A rms

Continuous current range 100 mA to 800 A rms

Maximum Non-Destrucive 
Current

1500 A rms (50/60 Hz)

Lowest measurable current 100 mA

Basic accuracy ±1% of reading

Useable frequency 30 Hz - 10 kHz (-3dB)

Output level(s) 1 mA / A

Safety Specifications

Safety CAT III 600 V

Maximum voltage 600 V ac rms or dc

Mechanical & General Specifications

Warranty 1 year

Maximum conductor 
diameter

54 mm (2.13 inches)

Output cable length 1.6 m (63 inches)

Lead connector Shrouded banana plugs
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