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Mini Speakers

All-Weather Professional Communications Extension Speaker

10Watt Amplified Deluxe Professional
Communications Extension Speaker

Deluxe Professional
Communications Extension Speaker

U260SX 2” SQUARE 8 375-485 FO-4,500 92.0 0.2 0.33

U265SX 2” SQUARE 8 275-390 FO-4,500 92.0 0.3 0.4
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• 5Watts

• 4” polypropylene speaker

• Max. power: 5W

• Impedance: 8 Ohms

•Weatherproof professional marine communications
extension speaker with polypropylene cone

• Black ABS plastic case with stainless steel hardware
and 180º deluxe adjustable mounting bracket

• Prewired 10ft. cable and 3.5mm miniature plug included CBS240

• Swivel bracket for all angles

• ABS plastic enclosure

• Voltage: 12V DC Input

• Impedance 4-8 Ohms

• 10W amplified power

• 4” with soft padded grille

• Complete with 10ft. cord
& standard 3.5mm mini-plug

• 2.5” L x 5.5”W x 4.5” H

• Swivel bracket for all angles

• ABS plastic enclosure

• Soft padded grille

• Complete with 10ft. cord
with standard 3.5mm mini-plug

• Controlled speech frequency response (700 - 2 kHz)
automatically limits background noise

• 4 - 8 Ohms, 10W speaker

• Size 4.5” H x 5.5”W x 2.5” DAES4

Available in bulk only - 50 pieces per pack standard

CBS4


