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Photovoltaik-Kabel, einadrige, doppelt isolierte Litzen-
leitung

LC3-CX 96

Verarbeitungsmaschine für das Anschlagen von Photovoltaik-
Steckverbindern LC3/LC4 in Crimptechnik

1. Einsatzgebiet

LC3-CX CM... Photovoltaik-Steckverbinder LC3
LC4-CX CM... Photovoltaik-Steckverbinder LC4
Anschließbare Leiter Crimpbereich
Photovoltaikleitung, doppelt isoliert1

Photovoltaik-Kabel 2,5 mm2* (AWG 14)
4,0 mm2 (AWG 12)
6,0 mm2 (AWG 10)

2. Leistungsmerkmale

Anwendung Fertigung in mittleren bis großen Serien
Maschinenzykluszeit ca. 1 s
Anschlagleistung ca. 600/h

- Zählwerk integriert
- Hubauslösung durch Sicherheitsfußschalter
- Schnelles, einfaches Wechseln des Crimpwerkzeugs ohne Justieren
- Optionales Zubehör: * Wechselwerkzeug für Querschnitt 2,5 mm² (AWG 14)
3. Abmessungen und Anschlussdaten

Abmessungen (HxWxD) LC3-CX CM47 290 mm x 270 mm x 390 mm
Gewicht LC3-CX CM47 ca. 13 kg
Elektrischer Anschluss 230 V/50 Hz

1 Leitungsaufbau vorzugsweise nach IEC 60228 Klasse 5, ansonsten ist die 
Crimpverbindung zu prüfen
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Verkabelungslösungen für Photovoltaik-Systeme
LC3®-CX, LC4®-CX – Steckverbinderzubehör (Connector AuXiliaries)

Bestellbezeichnung Beschreibung

LC3-CX 96 ... Details auf Anfrage

Verpackungseinheit: 1000 m auf Rolle

®

Handzange für das Anschlagen von Photovoltaik-Steckver-
bindern LC3/LC4 in Crimptechnik, mit Kontaktpositionierer

1. Einsatzgebiet
LC3-CX CZ... Photovoltaik-Steckverbinder LC3
LC4-CX CZ... Photovoltaik-Steckverbinder LC4
Anschließbare Leiter Crimpbereich
Photovoltaikleitung, doppelt isoliert1

LC3-CX CZ47-2.5 Photovoltaik-Kabel 2,5 mm2 (AWG 14)
LC3-CX CZ47-4 Photovoltaik-Kabel 4,0 mm2 (AWG 12)
LC3-CX CZ47-6 Photovoltaik-Kabel 6,0 mm2 (AWG 10)
LC4-CX CZK48 alle drei

2. Leistungsmerkmale
Anwendungen Fertigung kleiner Serien, Installatio-

nen, Reparaturen
Anschlagleistung ca. 240/h

- Optionales Zubehör LC3-CX CZ...: Wechseleinsätze für andere Querschnitte
3. Abmessungen

Abmessungen (H x B x T)
LC3-CX CZ47 45 mm x 80 mm x 270 mm
LC3-CX CZ47 50 mm x 95 mm x 205 mm
Gewicht ca 0,7 kg

1 Leitungsaufbau vorzugsweise nach IEC 60228 Klasse 5, ansonsten ist die 
Crimpverbindung zu prüfen
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Photovoltaic cable, single-pole, double-insulated standed
wire

LC3-CX 96

Processing machine for termination of photovoltaic con-
nectors LC3/LC4 with crimp contacts

1. Range of applications

LC3-CX CM... photovoltaic connectors LC3
LC4-CX CM... photovoltaic connectors LC4
Connectable conductors crimp terminal
Photovoltaic cable, double-insulated1

photovoltaic cable 2.5 mm2* (AWG 14)
4.0 mm2 (AWG 12)
6.0 mm2 (AWG 10)

2. Features

Application middle and high-volume production
Machine cycle ca 1 s
Stroke capacity ca 600/h

- Integrated counter
- Stroke release by security foot switch
- Fast and easy changing of crimp tool without adjusting
- Optional features: * processing tool for section 2.5 mm² (AWG 14)
3. Dimensions and supply data

Dimensions (HxWxD) LC3-CX CM47 290 mm x 270 mm x 390 mm
Weight LC3-CX CM47 ca 13 kg
Electric power supply 230 V/50 Hz

1 wire construction preferably according to IEC 60228 class 5, otherwise 
crimp connection must be tested

2.5 mm² (AWG 14) 4.0 mm² (AWG 12) 6.0 mm² (AWG 10) 

LC3-CX CM47
LC4-CX CM48 under preparation

picture similar

LC3-CX
CZ47

LC4-CX 
CZK48

Wiring solutions for photovoltaic power systems
LC3®-CX, LC4®-CX – Connector auXiliaries

Designation Description

LC3-CX 96 ... details upon request

Package unit: 1000 m on reel

®

Manual crimp tool for termination of photovoltaic connec-
tors LC3/LC4 with crimp contacts, with stripper

1. Range of applications
LC3-CX CZ... photovoltaic connectors LC3
LC4-CX CZ... photovoltaic connectors LC4
Connectable conductors crimp terminal
Photovoltaic cable, double-insulated1

LC3-CX CZ47-2.5 photovoltaic cable 2.5 mm2 (AWG 14)
LC3-CX CZ47-4 photovoltaic cable 4.0 mm2 (AWG 12)
LC3-CX CZ47-6 photovoltaic cable 6.0 mm2 (AWG 10)
LC4-CX CZK48 all three

2. Features
Application low-volume production, installation,

repair
Stroke capacity ca 240/h

- Optional features LC3-CX CZ...: exchangeable processing tools for other 
sections

3. Dimensions
Dimensions (H x W x D)
LC3-CX CZ47 45 mm x 80 mm x 270 mm
LC3-CX CZ47 50 mm x 95 mm x 205 mm
Weight ca 0.7 kg

1 wire construction preferably according to IEC 60228 class 5, otherwise 
crimp connection must be tested
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