@ GREENLEE

Slug-Buster® Ratchet Punch Driver Kits

¢ Time-saving ball bearing head punches faster than wrench method.

e Requires less than half the force of conventional ratchet drivers.

e Punches up through 10 gauge (3.5 mm) mild steel with Greenlee Standard
and Slug-Buster® punches; and 16 gauge (1.5 mm) stainless steel with
Greenlee Slug-Splitter SC™ punches.

¢ Ratchet action allows for use in confined areas.

¢ Unique design eliminates stud rotation during punching — lowers the
strain on studs.

o Steel carrying case.

Holemaking

WEIGHT
CAT. NO. UPC NO. DESCRIPTION LBS. kg.
1904 30216 Basic High Leverage Ratchet Driver with Three
Draw Studs and Case 14 6.4
1906SB 34357 High Leverage Ratchet Driver with 1/2"
through 2" Slug-Buster® Conduit Size Punches,
Dies, Draw Studs and Case 20 91
HOLE SIZE KIT CAT./UPG NO.
CONDUIT CAPACITY
& PIPE ACTUAL MILD STEEL 1904/ | 1906SB/
CAT. NO. UPC NO. | DESCRIPTION SIZE 0 INCH 0 mm GA mm | 30216 | 34357
721-1/2 31756 | 1/2" Conduit Size Slug-Buster® Punch 172" 7/8 0.885 225 10 35 v
14722 14722 | 1/2" Conduit Size Die 1/2" 7/8 0.885 225 10 35 v
721-3/4 31757 | 3/4" Conduit Size Slug-Buster® Punch 3/4" — 1.115 28.3 10 35 v/
w 124AV 06972 | 3/4" Conduit Size Die 3/4" — 1.115 28.3 10 35 v/
g 7211 31758 | 1" Conduit Size Slug-Buster® Punch 1" — 1.362 34.6 10 3.5 v
E 126AV 04011 1" Conduit Size Die 1" — 1.362 346 10 35 v
g 721-1-1/4 | 31759 | 1-1/4" Conduit Size Slug-Buster® Punch 1-1/4" | 1-11/16 | 1.701 43.2 10 35 v
5 128AV 04013 | 1-1/4" Conduit Size Die 1-1/4" | 1-11/16 | 1.701 43.2 10 35 v
721-1-1/2 | 31760 | 1-1/2" Conduit Size Slug-Buster® Punch 1-1/2" | 1-15/16 | 1.951 49.6 10 * 35 v/
440AV 04061 1-1/2" Conduit Size Die 1-1/2" | 1-15/16 | 1.951 49.6 10* 35 v/
721-2 31761 2" Conduit Size Slug-Buster® Punch 2" 2-3/8 2.416 61.5 10* 3.5 v
442AV 04063 | 2" Conduit Size Die 2" 2-3/8 2.416 61.5 10* 35 v
12097 12097 | Draw Stud — 3/8" x 2-15/16" v v
'§ 3 12099 12099 | Draw Stud — 3/4" x 4-3/4" v v
& é 30227 30227 | Draw Stud — 7/16" x 3-5/8" v/
zg E 30228 30228 | Steel Case v v/
20495 20495 | Ratchet wrench only v v
30225 30225 | Handle v v
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Slug-Buster® Knockout Punch Kits for Ratchet/Hydraulic Drivers

e Packaged in carton for easy insertion into your existing case.
¢ Replacement punch kits for battery-powered, hydraulic and ratchet drivers.

WEIGHT
CAT. NO. UPC NO. DESCRIPTION LBS. kg.
7216 32017  1/2" - 2" Conduit Size Knockout Punch and Die Kit 5.5 2.5
7214E 32398  Pg-9 through 30.5 mm Slug-Buster® Pg Punch Kit 1.3 .6
7215E 32803  Pg-9 through Pg-48 and 30.5 mm Slug-Buster® 51 23
Pg Punch Kit
e 35617 35617  ISO-16 through ISO-40 Slug-Buster® ISO Punch Kit 1.6 .7
06892 06892  ISO-16 through ISO-63 Slug-Buster ® ISO Punch Kit 5.5 2.5
HOLE SIZE CAPACITY- KIT CAT./UPC NO.
CONDUIT & ACTUAL MILD STEEL | 7216/ | 7214E/ | 7215E/

CAT. NO. | UPC NO.| DESCRIPTION PIPE SIZE 0 INCH Omm| PG| ISO | GA| mm| 32017 | 32398 | 32803 | 35617 | 06892

721-1/2 | 31756 | 1/2" Conduit Size Punch 1/2" 7/8 885 | 225 | 16 | — [ 10 | 35 v v v

14722 14722 | 1/2" Conduit Size Die 1/2" 7/8 885 | 225 | 16 | — | 10 | 35 v v v

721-3/4 | 31757 | 3/4" Conduit Size Punch 3/4" — (1115 | 283 | — | — [ 10 | 35 v

124AV 06972 | 3/4" Conduit Size Die 3/4" — (1115 | 283 | — | — [ 10 | 35 v

721-1 31758 | 1" Conduit Size Punch 1" — (1362 | 346 | — | — [ 10 | 35 v

126AV 04011 | 1" Conduit Size Die 1" — (1362 | 346 | — | — [ 10 | 35 v

721-1-1/4 | 31759 | 1-1/4" Conduit Size Punch 1-1/4" — (1701 [ 432 | — | — [ 10 | 35 v

128AV 04013 | 1-1/4" Conduit Size Die 1-1/4" — | 1701 | 432 | — | — | 10 | 35 v

721-1-1/2 | 31760 | 1-1/2" Conduit Size Punch 1-1/2" — | 1951 | 496 | — | — | 10 | 35 v

440AV 04061 | 1-1/2" Conduit Size Die 1-1/2" — | 1951 | 496 | — | — | 10 | 35 v

721-2 31761 | 2" Conduit Size Punch 2" 2-3/8 2416 | 615 | — | — | 10 | 35 v

442AV 04063 | 2" Conduit Size Die 2" 2-3/8 2416 | 615 | — | — | 10 | 35 v

31969 31969 | Punch — — .598 | 15.2 9| — | 14| 20 v v

32002 32002 | Die — — .598 | 15.2 9| — | 14| 20 v v

31970 31970 | Punch — — 732|186 | 11| — | 14 | 20 v v

32003 32003 | Die — — 732|186 | 11| — | 14 | 20 v v

31971 31971 | Punch — — .803 | 204 | 13| 20 | 14 | 2.0 v v v v

32004 32004 | Die — — 803 | 204 | 13| 20 | 14 | 20 v v v v

31973 31973 | Punch — — | 1115 | 283 | 21 | — | 14 | 20 v v

32006 32006 | Die — — | 1115 | 283 | 21| — | 14 | 20 v v

36284 36284 | 30.5 mm Punch — 1-7/32)1 1210 | 305 | — | — | 14 | 35 v v

36279 36279 | 30.5 mm Die — 1-7/32)1 1210 | 305 | — | — | 14 | 35 v v

31975 31975 | Punch — — | 1457 | 370 | 29| — | 10 | 35 v

32008 32008 | Die — — | 1457 | 370 | 29| — | 10| 35 v

31976 31976 | Punch — — | 1850 | 470 | 36| — | 10| 35 v

32009 32009 | Die — — | 1850 | 470 | 36| — | 10| 35 v

31978 31978 | Punch — — | 2362 | 600 | 48| — | 10| 35 v

32011 32011 | Die — — | 2362 | 600 | 48| — | 10| 35 v

35163 35163 | ISO-16 Punch — — | 0638 | 162 | — | 16 | 14 | 2.0 v/ v

35162 35162 | ISO-16 Die — — | 0638 162 | — | 16 | 14| 20 v v

35165 35165 | ISO-25 Punch — 1 1.000 | 254 | — | 25 | 14 | 20 v v

35164 35164 | ISO-25 Die — 1 1.000 | 254 | — | 25 | 14 | 2.0 v v

35169 35169 | IS0-32 Punch — — | 1280 | 325 | — | 32 | 10| 35 v v

35168 35168 | ISO-32 Die — — | 1280 | 325 | — | 32 | 10| 35 v v

35158 35158 | I1S0-40 Punch — — [ 1595 | 405 | — | 40 | 10 | 35 v v

35159 35159 | IS0-40 Die — — [ 1595 | 405 | — | 40 | 10 | 35 v v

35160 35160 | ISO-50 Punch — 2 2.000 | 508 | — | 50 | 10 | 3.5 v

35161 35161 | ISO-50 Die — 2 2.000 | 508 | — | 50 | 10 | 35 v

35167 35167 | IS0-63 Punch — — [ 2520 640 | — | 63 | 10 | 35 v

35166 35166 | ISO-63 Die — — | 2520 | 640 | — | 63 | 10| 35 v
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