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Slug-Splitter SC™ Ram and Hand Pump Hydraulic Driver Punch Kits

SLUG-SPLITTER SC™ KNOCKOUT KITS

 hole size capacity kit cat./upc No.
 coNduit & actual staiNless steel 744/ 7307/ 7506/
 cat. No. upc No. descriptioN pipe size ø iNch ø mm ga mm 29619 29528 30385
 28154 28154 1/2" Conduit Size Punch 1/2" 7/8 .885 22.5 10 3.5 ✓ ✓ ✓

 28155 28155 1/2" Conduit Size Die 1/2" 7/8 .885 22.5 10 3.5 ✓ ✓ ✓

 28156 28156 3/4" Conduit Size Punch 3/4" — 1.115 28.3 10 3.5 ✓ ✓ ✓

 28157 28157 3/4" Conduit Size Die 3/4" — 1.115 28.3 10 3.5 ✓ ✓ ✓

 36490 36490 1-7/32" Punch Oiltight — 1-7/32 1.210 30.5 10 3.5  ✓

 36489 36489 1-7/32" Die Oiltight — 1-7/32 1.210 30.5 10 3.5  ✓ 
 28158 28158 1" Conduit Size Punch 1" 1-11/32 1.362 34.6 10 3.5 ✓ ✓ ✓

 28159 28159 1" Conduit Size Die 1" 1-11/32 1.362 34.6 10 3.5 ✓ ✓ ✓

 28160 28160 1-1/4" Conduit Size Punch 1-1/4" 1-11/16 1.701 43.2 10 3.5 ✓ ✓ ✓

 28161 28161 1-1/4" Conduit Size Die 1-1/4" 1-11/16 1.701 43.2 10 3.5 ✓ ✓ ✓

 28162 28162 1-1/2" Conduit Size Punch 1-1/2" 1-15/16 1.951 49.6 10 3.5  ✓ ✓

 28163 28163 1-1/2" Conduit Size Die 1-1/2" 1-15/16 1.951 49.6 10 3.5  ✓ ✓

 28165 28165 2" Conduit Size Punch 2" 2-3/8 2.416 61.5 10 3.5  ✓ ✓

 28166 28166 2" Conduit Size Die 2" 2-3/8 2.416 61.5 10 3.5  ✓ ✓

 29451 29451 7/16" x 4-1/4" Draw Stud       ✓ ✓ ✓

 29452 29452 3/4" x 5-1/2" Draw Stud       ✓ ✓ ✓

 29529 29529 Metal Case        ✓ 
 19193 19193 Metal Case       ✓

 31068 31068 Metal Case         ✓

 746SS 30387 Ram (includes 1 each of the following 3 items)        ✓

 54167 54167 1/4" Female Coupler         ✓

 54168 54168 Dust Plug         ✓
 15908 15908 Spacer Group (includes 1 each of the following 3 items)       ✓

 1924AA 03248 Spacer-Short         ✓
 1925AA 03249 Spacer-Medium         ✓

 1926AA 06904 Spacer-Long         ✓
 767 13284 Hydraulic Hand Pump         ✓

 38316 38316 High Pressure Hose Unit–1/4" x 3' (includes 1 each of the following 3 items)     ✓
 54169 54169 1/4" Male Coupler         ✓

 54170 54170 Dust Cap         ✓
 06302 06302 High Pressure Hose–1/4" x 3'         ✓
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7506 Punch Kit

744 Punch Kit  
(driver not included)

7307 Punch Kit 
(driver not included)

 Weight
 cat. No. upc No. descriptioN lbs. kg.
 744 29619 1/2" through 1-1/4" Conduit Size Slug-Splitter SC    
   Knockout Punch Kit 5 2.3
 7307 29528 1/2" through 2" Conduit Size Slug-Splitter SC™ 
   Knockout Punch Kit 10.4 4.7
 7506 30385 1/2" through 2" Conduit Size Slug-Splitter SC™ 
   Knockout Punch Kit with Hydraulic Ram 
   and Hand Pump 32 14.5

NOTE: See Slug-Splitter SC™ knockout punch units on page 42 for list of individual punches, dies and draw studs.

specificatioNs

operation 7307/29528 - Quick Draw®, Quick Draw 90® and Quick Draw® Flex 
Hydraulic Drivers, Battery-Powered Drivers, 7646 and 7625 Ram-Type 
Drivers.
744/29619 - Quick Draw®, Quick Draw 90® and Quick Draw® Flex Hydraulic 
Drivers, Battery-Powered Drivers, 7646 and 7625 Ram-Type Drivers.
7506/30385 - Hydraulic Ram and Hand Pump included.

all kits feature:
•	 Slug-Splitter	SC™ (Self Centering) knockout punches with capacities up through 10 

gauge (3.5 mm) stainless steel. Refer to individual punch capacity ratings.
•	 Self-centering	punch	aligns	itself	on	pilot	hole.		(Slug-Splitter	SC™)
•	 No	need	to	draw	crosshairs	or	line	up	die	alignment	marks.		(Slug-Splitter	SC™)
7506 kit features
•	 Fast,	easy	and	simple	to	operate.
•	 Compact	design	makes	this	a	perfect	choice	for	use	on	construction	sites	and	

maintenance jobs.
•	 Will	also	drive	751	Cable	Cutter	head.
•	 Powerful	11-ton	hydraulic	ram.
•	 3-foot	hose.

Designed for 
stainless steel 
applications

™


