


Dimensions

  

Circuits

 

Performance

Preferred range

Partnumber Terminal Actuator
Electrical rating @

ENEC UL/CSA

V3SUL 
prewired 

0.5M 
plunger 

250 VAC 5 

A 

250 VAC 5 

A 

V3SY1UL 
prewired 

0.5M 

plain lever 26.2 

mm 

250 VAC 5 

A 

250 VAC 5 

A 

V3SYRUL 
prewired 

0.5M 

roller lever 11.7 

mm 

250 VAC 5 

A 

250 VAC 5 

A 



V3SYR1UL 
prewired 

0.5M 

roller lever 24.2 

mm 

250 VAC 5 

A 

250 VAC 5 

A 

 



 

V3SYRUL

Dimensions 32 mm 

Dimensions 24 mm 

Dimensions 10 mm 

Terminal prewired 0.5M 

Circuit CO 

Protection IP67 

Actuator roller lever 11.7 

mm 

Contacts Ag 

Electrical rating ENEC 250 VAC 

Electrical rating UL/CSA 250 VAC 

Actuating force 3.9 Nm 

Release force 1.1 N 

Free position (FP) 22.1 mm 

Operating position (OP) 20.4 mm 

Movement 0.4 mm 

Overtravel depress to case 

 




