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Miscellaneous

CASTER APPLICATION TABLE

• Light Duty - 360 lbs. Mfg.'s specified weight capacity (Set of 4)

• SEE TABLE ABOVE TO CONFIRM APPLICATION

• Features ball bearing swivel and hard composition wheels

• Standard 3" x 1.75" hole mounting pattern - no drilling required

• Adds only 0.75” to height of cabinet by fitting up inside base of rack

• Wheels are black & 3" wheel diameter

• Includes mounting hardware

• SOLD IN A SET OF 4

• Part Number 1425B

• Medium Duty - 700 lbs. Mfg.'s specified weight capacity (Set of 4)

• SEE TABLE ABOVE TO CONFIRM APPLICATION

• Features ball bearing swivel and hard composition wheels

• Standard 3" x 1.75" hole mounting pattern

• Adds only 0.75” to height of cabinet by fitting up inside base of rack

• Wheels are black & 3" wheel diameter

• Includes mounting hardware

• SOLD IN A SET OF 4

• Part Number 1425BM

• Heavy Duty - 1,050 lbs. Mfg.'s specified weight capacity (Set of 4)

• SEE TABLE ABOVE TO CONFIRM APPLICATION

• Features ball bearing swivel and hard composition wheels

• Standard 3" x 1.75" hole mounting pattern

• Adds only 0.75” to height of cabinet by fitting up inside base of rack

• Wheels are blue & 3" wheel diameter

• Includes mounting hardware

• SOLD IN A SET OF 4

• Part Number 1425BH
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LIGHT DUTY CASTERS

MEDIUM DUTY CASTERS

HEAVY DUTY CASTERS


