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BRT-.6 
Description: round, acrylic target 
Reflectivity Factor: 1.0 
Max. Temperature: 65° c

18 mm

Clear
Acrylic
Lens

2.5 mm

5.1 mm

20.3 mm

18 mm

Clear
Acrylic
Lens

2.5 mm

5.1 mm

20.3 mm

BRT-1 
Description: round, acrylic target 
Reflectivity Factor: 1.0 
Max. Temperature: 65° c

BRT-25R 
Description: round, rivet-secured acrylic target 
Reflectivity Factor: 1.0 
Max. Temperature: 50° c

BRT-1.5 
Description: round, acrylic target 
Reflectivity Factor: 1.0 
Max. Temperature: 65° c

2.8 mm

5.5 mm

13 mm

6.5 mm

2 mm
25.2 mm

Clear
Acrylic
Lens

2.8 mm

5.5 mm

13 mm

6.5 mm

2 mm
25.2 mm

Clear
Acrylic
Lens

BRT-34 
Description: round, acrylic target 
Reflectivity Factor: 1.2 
Max. Temperature: 65° c

BRT-34T 
Description: round, acrylic target includes mounting tape 
Reflectivity Factor: 1.2 
Max. Temperature: 65° c

40 mm

Clear
Acrylic
Lens

2.5 mm

7.6 mm

46 mm

40 mm

Clear
Acrylic
Lens

2.5 mm

7.6 mm

46 mm

34.5 mm

7.4 mm
1 mm

Mounting
Tape

34.5 mm

7.4 mm
1 mm

Mounting
Tape

23 mm

Clear
Acrylic
Lens

2.5 mm

5.1 mm

25 mm

23 mm

Clear
Acrylic
Lens

2.5 mm

5.1 mm

25 mm

34.5 mm

7.4 mm

34.5 mm

7.4 mm

retrOreFlectOrs – ACCESSORIES
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ACCESSORIES – retrOreFlectOrsACCESSORIES – retrOreFlectOrs

BRT-35DM 
Description: round, acrylic target with mounting stud 
Reflectivity Factor: 1.2 
Max. Temperature: 50° c
Other: this target has micro-prism geometry.

BRT-41AHT 
Description: round, borosilicate (Pyrex type) glass target 
Reflectivity Factor: 1.0 
Max. Temperature: 200° c

BRT-42 
Description: round, acrylic target 
Reflectivity Factor: 1.0 
Max. Temperature: 65° c

BRT-42A 
Description: round, acrylic target 
Reflectivity Factor: 1.0 
Max. Temperature: 50° c

BRT-42D 
Description: round, acrylic target with mounting stud 
Reflectivity Factor: 1.0 
Max. Temperature: 50° c

BRT-2A 
Description: round, acrylic target 
Reflectivity Factor: 1.0 
Max. Temperature: 65° c

34.5 mm

9.2 mm

8.4 mm

Clear
Acrylic

Lens

M5 X 0.8

34.5 mm

9.2 mm

8.4 mm

Clear
Acrylic

Lens

M5 X 0.8

72 mm
41 mm

40 mm

ø 10 mm (2)

102 mm
128 mm Glass

Lens

45 mm

72 mm
41 mm

40 mm

ø 10 mm (2)

102 mm
128 mm Glass

Lens

45 mm

Clear
Acrylic
Lens

7.2 mm 

2.8 mm

42 mm

Clear
Acrylic
Lens

7.2 mm 

2.8 mm

42 mm

41 mm

6.3 mm

41 mm

6.3 mm

6.8 mm

Clear
Acrylic
Lens

3.5 mm

50.0 mm
60 mm

ø 3.5 mm (2)

42 mm

6.8 mm

Clear
Acrylic
Lens

3.5 mm

50.0 mm
60 mm

ø 3.5 mm (2)

42 mm

ø  5.8 mm
Mounting Hole

Clear
Acrylic
Lens

7.6 mm

56 mm

ø  5.8 mm
Mounting Hole

Clear
Acrylic
Lens

7.6 mm

56 mm

http://www.bannerengineering.com/pdflink.php?page=1&link=ZZ&part=78466
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retrOreFlectOrs – ACCESSORIES

BRT-50 
Description: round, acrylic target 
Reflectivity Factor: 1.0 
Max. Temperature: 65° c

BRT-50D 
Description: round, acrylic target with mounting stud 
Reflectivity Factor: 1.0 
Max. Temperature: 65° c
Other: Optional brackets are available. see page 376.

BRT-50R 
Description: round, rivet-secured acrylic target 
Reflectivity Factor: 1.0 
Max. Temperature: 50° c
Other: Optional brackets are available. see page 376.

BRT-3
Description: round, acrylic target 
Reflectivity Factor: 1.0 
Max. Temperature: 65° c
Other: Optional brackets are available. see page 376.

BRT-84 
Description: round, acrylic target 
Reflectivity Factor: 1.4 
Max. Temperature: 65° c
Other: Optional brackets are available. see page 376.

50.8 mm

10.2 mm 

2.8 mm

10 mm

Clear
Acrylic
Lens

M5 X 0.8

ø  4.8 mm
Mounting Hole

Clear
Acrylic
Lens

9 mm

84 mm

ø  4.5 mm
Mounting Hole

Clear
Acrylic
Lens

7.4 mm

84 mm

50.8 mm

2.8 mm

13 mm

6.5 mm

2 mm

5.5 mm

Clear
Acrylic
Lens

ø  4.5 mm
Mounting Hole

Clear
Acrylic
Lens

7.4 mm

84 mm

ø  4.8 mm
Mounting Hole

Clear
Acrylic
Lens

9 mm

84 mm

50.8 mm

7.2 mm
2.8 mm

Clear
Acrylic
Lens

50.8 mm

7.2 mm
2.8 mm

Clear
Acrylic
Lens

50.8 mm

10.2 mm 

2.8 mm

10 mm

Clear
Acrylic
Lens

M5 X 0.8

http://www.bannerengineering.com/pdflink.php?page=1&link=ZZ&part=78466
http://www.bannerengineering.com/pdflink.php?page=427&link=A&part=78466
http://www.bannerengineering.com/pdflink.php?page=427&link=A&part=78466
http://www.bannerengineering.com/pdflink.php?page=427&link=A&part=78466
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BRT-11X11M 
Description: square, acrylic target 
Reflectivity Factor: 1.2 
Max. Temperature: 65° c
Other: this target has micro-prism geometry.

BRT-11X11MD 
Description: square, acrylic target with mounting stud 
Reflectivity Factor: 1.2 
Max. Temperature: 65° c
Other: this target has micro-prism geometry.

BRT-35X35B 
Description: square, acrylic target 
Reflectivity Factor: 1.3 
Max. Temperature: 65° c

BRT-35X35BM 
Description: square, acrylic target 
Reflectivity Factor: 1.2 
Max. Temperature: 65° c
Other: this target has micro-prism geometry.

BRT-2X2 
Description: square, acrylic target 
Reflectivity Factor: 1.0 
Max. Temperature: 50° c
Others: Optional brackets are available. see page 376.

BRT-51X51BM 
Description: square, acrylic target 
Reflectivity Factor: 1.5           Max. Temperature: 50° c 
Other: this target has micro-prism geometry. Optional brackets are available on  
            page 376. replaces reflector brt-36X40bM.

11 mm

3.7 mm

11 mm

11 mm

5.8 mm

M3

8.5 mm

11 mm

35 mm

25 mm Clearance 
for M3

7.8 mm

42 mm
34  mm

35 mm

25 mm Clearance 
for M3

8.4 mm

42 mm
34  mm

51 mm

56 mm 51 mm

30 mm10 mm
4.2 mm x 14.2 mm Slot (2)

61 mm

3.5 mm

Clear
Acrylic
Lens

8.9 mm 51 mm

30 mm 4.5 mm

6.2 mm

61 mm
51 mm

11 mm

3.7 mm

11 mm

35 mm

25 mm Clearance 
for M3

7.8 mm

42 mm
34  mm

35 mm

25 mm Clearance 
for M3

8.4 mm

42 mm
34  mm

11 mm

5.8 mm

M3

8.5 mm

11 mm

51 mm

56 mm 51 mm

30 mm10 mm
4.2 mm x 14.2 mm Slot (2)

61 mm

3.5 mm

Clear
Acrylic
Lens

8.9 mm

ACCESSORIES – retrOreFlectOrs
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retrOreFlectOrs – ACCESSORIES

BRT-77X77C 
Description: square, acrylic target 
Reflectivity Factor: 2.0 
Max. Temperature: 50° c
Other: Optional brackets are available. see page 376.

BRT-84X84A 
Description: square, acrylic target  
Reflectivity Factor: 2.0 
Max. Temperature: 50° c

BRT-92X92C 
Description: square, acrylic target 
Reflectivity Factor: 3.0 
Max. Temperature: 50° c
Other: Optional brackets are available. see page 376.

BRT-92X92CB
Description: square, acrylic target with black mounting base 
Reflectivity Factor: 3.0 
Max. Temperature: 50° c
Other: Optional brackets are available. see page 376.

BRT-4HT 
Description: square, aluminum target 
Reflectivity Factor: 0.15 
Max. Temperature: 480° c
Other: this target is not recommended for polarized retroflective sensors.

BRT-250
BRT-540
BRT-700
Other: square reflector with rigid aluminum backing for use with lt7

84.5 mm

77 mm

77 mm

3.5 mm

84.5 mm

9 mm

Clear
Acrylic
Lens

3.5 mm
7.5 mm
4.2 mm

84 mm

84 mm
70 mm

9.0 mm

100 mm

92 mm

92 mm

3.5 mm

9 mm

100 mm Clear
Acrylic
Lens White

Base

100 mm

92 mm

92 mm

3.5 mm

9 mm

100 mm Clear
Acrylic
Lens

Black
Base

100 mm

100 mm

0.5 mm
Aluminum

• 250 x 250 mm

• 540 x 540 mm

• 700 x 700 mm

100 mm

92 mm

92 mm

3.5 mm

9 mm

100 mm Clear
Acrylic
Lens

Black
Base

3.5 mm
7.5 mm
4.2 mm

84 mm

84 mm
70 mm

9.0 mm

100 mm

92 mm

92 mm

3.5 mm

9 mm

100 mm Clear
Acrylic
Lens White

Base

http://www.bannerengineering.com/pdflink.php?page=1&link=ZZ&part=78466
http://www.bannerengineering.com/pdflink.php?page=427&link=A&part=78466
http://www.bannerengineering.com/pdflink.php?page=427&link=A&part=78466
http://www.bannerengineering.com/pdflink.php?page=427&link=A&part=78466
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BRT-23X14CM 
Description: rectangular, acrylic target 
Reflectivity Factor: 1.2 
Max. Temperature: 65° c
Other: this target has micro-prism geometry.

BRT-30X20M 
Description: rectangular, acrylic target 
Reflectivity Factor: 1.2 
Max. Temperature: 65° c

BRT-30X20MT 
Description: rectangular, acrylic target includes mounting tape 
Reflectivity Factor: 1.2 
Max. Temperature: 65° c

BRT-32X20AM 
Description: rectangular, thin profile acrylic target 
Reflectivity Factor: 1.2 
Max. Temperature: 65° c
Other: this target has micro-prism geometry.

BRT-32X22A 
Description: rectangular, acrylic target 
Reflectivity Factor: 1.3 
Max. Temperature: 65° c

BRT-35X20A
BRT-35X20AB
Description: rectangular, acrylic target* 
Reflectivity Factor: 1.4 
Max. Temperature: 50° c

ø2 mm

23.0 mm19.0 mm

13.8 mm
9.7 mm

1.0 mm

4.9 mm
20 mm

2.5 mm

30 mm

20 mm

2.5 mm

Mounting
Tape

30 mm
20 mm

26 mm
32 mm

ø3.5 mm 2.0 mm

3.0 mm20 mm

55 mm
32 mm

45 mm

25 mm 9.5 mm

ø7.5 mm 4mm Deep
ø4.5 Thru

3.5 mm

8 mm23.5 mm

ø 3.5 mm (2)

3.8 mm

48 mm
55 mm

Mounting
Base*

* Mounting base available in white (model BRT-35X20A) or black (model BRT-35X20AB).

40 mm
Clear
Acrylic
Lens

*Mounting base available in white (brt-35X20a) or black (brt-35X20ab).

3.5 mm

8 mm23.5 mm

ø 3.5 mm (2)

3.8 mm

48 mm
55 mm

Mounting
Base*

* Mounting base available in white (model BRT-35X20A) or black (model BRT-35X20AB).

40 mm
Clear
Acrylic
Lens

ø2 mm

23.0 mm19.0 mm

13.8 mm
9.7 mm

1.0 mm

4.9 mm

20 mm
26 mm

32 mm

ø3.5 mm 2.0 mm

3.0 mm20 mm

55 mm
32 mm

45 mm

25 mm 9.5 mm

ø7.5 mm 4mm Deep
ø4.5 Thru

ACCESSORIES – retrOreFlectOrs
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retrOreFlectOrs – ACCESSORIES

BRT-40X18A 
Description: rectangular, acrylic target 
Reflectivity Factor: 1.0 
Max. Temperature: 50° c

BRT-40X19A 
Description: rectangular, acrylic target  
Reflectivity Factor: 1.3 
Max. Temperature: 50° c

BRT-40X19AM 
Description: rectangular, thin profile acrylic target 
Reflectivity Factor: 1.2 
Max. Temperature: 50° c
Other: this target has micro-prism geometry.

BRT-40X20AM
Description: rectangular, thin profile acrylic target 
Reflectivity Factor: 1.2 
Max. Temperature: 50° c
Other: this target has micro-prism geometry.

BRT-40X23 
Description: rectangular, acrylic target 
Reflectivity Factor: 1.4 
Max. Temperature: 50° c

BRT-40X23A 
Description: rectangular, acrylic target 
Reflectivity Factor: 1.4 

Max. Temperature: 50° c

18 mm

Clear
Acrylic
Lens

60 mm

ø 3.5 mm (2)

50.0 mm

8.0 mm

3.5 mm

19.3 mm

50.0 mm 60.2 mm

7.3 mm

ø4.0 mm

19.3 mm

50.0 mm 60.2 mm

3.2 mm

ø4.0 mm

20.0 mm 3.5 mm

2.0 mm

42.0 mm37.0 mm30.0 mm

ø3.0 mm

23.5 mm

Clear
Acrylic
Lens

40.0 mm

8.0 mm

39.1 mm 8.2 mm

32.0 mm

23.1 mm
10.0 mm

ø 3.5 mm

1.9 mm

3.6 mm

39.1 mm 8.2 mm

32.0 mm

23.1 mm
10.0 mm

ø 3.5 mm

1.9 mm

3.6 mm

19.3 mm

50.0 mm 60.2 mm

3.2 mm

ø4.0 mm

19.3 mm

50.0 mm 60.2 mm

7.3 mm

ø4.0 mm

http://www.bannerengineering.com/pdflink.php?page=1&link=ZZ&part=78466
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BRT-40X23B 
Description: rectangular, acrylic target 
Reflectivity Factor: 1.4 
Max. Temperature: 50° c

BRT-40X23ABC 
Description: rectangular, acrylic target 
Reflectivity Factor: 1.4 
Max. Temperature: 50° c

BRT-44X29A6 
Description: rectangular, acrylic target 
Reflectivity Factor: 1.1 
Max. Temperature: 50° c
Other: 6 mm facets; close to the face retroreflective sensing with bifurcated lens.

BRT-48X32 
Description: rectangular, acrylic target 
Reflectivity Factor: 1.0 
Max. Temperature: 50° c

BRT-48X32A 
Description: rectangular, acrylic target 
Reflectivity Factor: 1.0 
Max. Temperature: 50° c

BRT-48X32B 
Description: rectangular, acrylic target 
Reflectivity Factor: 1.0
Max. Temperature: 50° c

23.5 mm

Clear
Acrylic
Lens

47.5 mm

ø 3.5 mm (2)

40.0 mm

8.0 mm

3.5 mm3.5 mm12.1 mm

40 mm 25.4 mm
20 mm

33.6 mm

11.5 mm

23 mm 11.3 mm 16.6 mm

11.5 mm
M3

44 mm

29 mm
9 mm

ø 7.5 mm 4 mm Deep
ø 4.5 Thru

32.5 mm

Clear
Acrylic
Lens

48.0 mm

8.0 mm

32.5 mm

Clear
Acrylic
Lens

65 mm

ø 3.5 mm (2)

48.0 mm 56.0 mm

8.0 mm

3.5 mm

Clear
Acrylic
Lens

57 mm

8.0 mm

3.5 mm

32.5 mm

4 x 10 mm (2)

48 mm

4.5 mm

17.0 mm

23.5 mm

Clear
Acrylic
Lens

47.5 mm

ø 3.5 mm (2)

40.0 mm

8.0 mm

3.5 mm3.5 mm12.1 mm

Clear
Acrylic
Lens

57 mm

8.0 mm

3.5 mm

32.5 mm

4 x 10 mm (2)

48 mm

4.5 mm

17.0 mm

ACCESSORIES – retrOreFlectOrs
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retrOreFlectOrs – ACCESSORIES

BRT-53X19A 
Description: rectangular, acrylic target 
Reflectivity Factor: 1.4 
Max. Temperature: 50° c

BRT-60X40C 
Description: rectangular, acrylic target  
Reflectivity Factor: 1.4 Max. Temperature: 50° c
Other: this target has micro-prism geometry. Optional brackets are available. 
see page 376.

BRT-62X10AM 
Description: rectangular, thin profile acrylic target 
Reflectivity Factor: 1.2 
Max. Temperature: 65° c
Other: this target has micro-prism geometry.

BRT-80X50C
Description: rectangular, acrylic target 
Reflectivity Factor: 1.4
Max. Temperature: 65° c

BRT-80X50CM 
Description: rectangular, acrylic target 
Reflectivity Factor: 1.4 
Max. Temperature: 65° c
Other: this target has micro-prism geometry.

BRT-100X18A 
Description: rectangular, acrylic target 
Reflectivity Factor: 1.4 
Max. Temperature: 50° c

19 mm

Clear
Acrylic
Lens

72 mm

ø 3.5 mm (2)

53.0 mm
63.0 mm

8.0 mm

3.5 mm

34 mm

40.5 mm

Clear
Acrylic
Lens

60 mm

ø 3.5 mm (2)

52.0 mm

7.2 mm

3.5 mm

62 mm
56 mm

50 mm

3.5 mm10 mm 42 mm

50 mm

ø 3.5 mm (2)

72.0 mm

Clear
Acrylic
Lens

80 mm

7.2 mm

3.5 mm

42 mm

50 mm

ø 3.5 mm (2)

72.0 mm

Clear
Acrylic
Lens

80 mm

7.2 mm

3.5 mm

18.5 mm

ø 4 mm  (2)

110 mm 120 mm

6.5 mm

Clear
Acrylic
Lens

42 mm

50 mm

ø 3.5 mm (2)

72.0 mm

Clear
Acrylic
Lens

80 mm

7.2 mm

3.5 mm

62 mm
56 mm

50 mm

3.5 mm10 mm 42 mm

50 mm

ø 3.5 mm (2)

72.0 mm

Clear
Acrylic
Lens

80 mm

7.2 mm

3.5 mm

34 mm

40.5 mm

Clear
Acrylic
Lens

60 mm

ø 3.5 mm (2)

52.0 mm

7.2 mm

3.5 mm

18.5 mm

ø 4 mm  (2)

110 mm 120 mm

6.5 mm

Clear
Acrylic
Lens

19 mm

Clear
Acrylic
Lens

72 mm

ø 3.5 mm (2)

53.0 mm
63.0 mm

8.0 mm

3.5 mm

http://www.bannerengineering.com/pdflink.php?page=1&link=ZZ&part=78466
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BRT-100X50 
Description: rectangular, acrylic target 
Reflectivity Factor: 1.5 
Max. Temperature: 50° c

BRT-100X55A 
Description: rectangular, acrylic target 
Reflectivity Factor: 1.5 
Max. Temperature: 50° c

BRT-150X18A 
Description: rectangular, acrylic target 
Reflectivity Factor: 1.4 
Max. Temperature: 65° c

BRT-150X18T 
Description: rectangular, acrylic target includes mounting tape. 
Reflectivity Factor: 1.4 
Max. Temperature: 65° c

BRT-L 
Description: rectangular, acrylic target 
Reflectivity Factor: 0.8 
Max. Temperature: 65° c

BRT-180X40A 
Description: rectangular, acrylic target 
Reflectivity Factor: 1.4
Max. Temperature: 50° c

50.6 mm

101 mm Clear
Acrylic
Lens

8.0 mm

ø 5.0 mm (2)

116 mm

55.5 mm

132 mm

9.0 mm

Clear
Acrylic
Lens

150 mm

18 mm 7.7 mm

Mounting
Tape

165 mm Adhesive
Backing

Clear
Acrylic
Lens

3.8 mm

19 mm

150 mm

182 mm

42 mm 7.4 mm

Clearance 
for M5

165 mm Adhesive
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Retroreflective Tape
NOte:  sensing range and signal strength at any given sensor-to-target distance will vary due to target reflectivity and target area. a “reflectivity Factor” is included for each target model 

to help predict sensor performance, relative to the excess gain curve plotted for target model brt-3. consider, also, target area when predicting performance. changing to a high 
reflectivity reflector (like brt-92X92c) may also extend sensor range and/or reduce the need for frequent reflector maintenance. a high reflectivity factor aND large surface area 
are needed for maximum range.

Model Reflectivity 
Factor

Maximum 
Temperature Size Unit

BRT-THG-3X3-10 0.7 60° c 75 x 75 mm 10 per pack

BRT-THG-4X4-5 0.7 60° c 100 x 100 mm 5 per pack

BRT-THG-8.5X11-2 0.7 60° c 216 x 280 mm 2 per pack

BRT-THG-18X36 0.7 60° c 457 x 914 mm single sheet

BRT-THG-1-100 0.7 60° c 25 mm wide 2.5 m length

BRT-THG-2-100 0.7 60° c 50 mm wide 2.5 m length

BRT-THG-3-100 0.7 60° c 75 mm wide 2.5 m length

BRT-THT-100† 0.07 175° c 25 mm wide 2.5 m length

BRT-TVHG-2X2* 0.8 60° c 50 x 50 mm 4 per pack

BRT-TVHG-8X10P 0.8 60° c 203 x 254 mm 1 per pack

NOte: retroreflective material has a pressure-sensitive adhesive. For maximum adhesion, surfaces must be clean and dry before applying. For best results, use full size; target may be 
trimmed as necessary.

† these targets are not recommended for polarized retroreflective sensors.
* these are sealed micro-prism style pieces and may not be cut. 
 suitable for use with laser sensors, Vs3 sensors and sMe312lPc model sensors.
 Not suggested for close range (less than 102 mm) except with Vs3 sensors.
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