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Quick-Disconnect Cables – Pico-Style (M8)
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PKG6Z-2 Straight 2 m 

PKG6Z-9 Straight 9 m

PKW6Z-2 Right-Angle 2 m 

PKW6Z-9 Right-Angle 9 m
1 = Brown
2 = White
3 = Blue

4 = Black
5 = Gray
6 = Pink

• D10
• FI22

28 mm
max.

ø 10 mm max.

27.9 mm

ø 8.3 mm

14.6 mm

Female Pinout Model Style Length Dimensions Used With

6-Pin Snap-On Pico-Style Cables
Cable: PUR jacket, polyurethane connector body, POM snap-lock coupling
Conductors: 26 or 24 AWG high-flex stranded, gold-plated contacts
Temperature: -40° to +90° C
Voltage Rating:  30V ac/36V dc
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2 PKG4M-2 Straight 2 m 

PKG4M-9 Straight 9 m

PKW4M-2 Right-Angle 2 m 

PKW4M-9 Right-Angle 9 m
1 = Brown
2 = White
3 = Blue
4 = Black

• Q1234.7 mm

9.6 mm

M8 x 1

23.5 mm

16.5 mm

ø9.6 mm
M8 x 1

Female Pinout Model Style Length Dimensions Used With

4-Pin Threaded Pico-Style Cables
Cable: PUR jacket, polyurethane connector body, threaded coupling
Conductors: 26 or 24 AWG high-flex stranded, gold-plated contacts
Temperature: -40° to +90° C
Voltage Rating:  30V ac/36V dc
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