SOCKETS & AGCESSORIES

8 Pin Octal Socket- Catalog Number 70169-D

Surface or DIN Rail-Mounted

10A @ 600V

1 or 2 #12-22 AWG Wire
Recommended Tightening Torque
of 7 in-Ibs. (12 in-lbs maximum)
Pressure Wire Clamp Terminations
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11 Pin Octal Socket-
Surface or DIN Rail-Mounted

10A @ 300V

1 or 2 #12-22 AWG Wire
Recommended Tightening Torque
of 7 in-Ibs. (12 in-lbs maximum)
Pressure Wire Clamp Terminations
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Catalog Number 70170-D
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8 Pin Octal Socket-
Back-Mounted

Catalog Number SR6P-M08G
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10A @ 300V
Pressure Wire Clamp Terminations
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11 Pin Octal Socket-
Back-Mounted

Catalog Number SR6P-M11G
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10A @ 300V
Pressure Wire Clamp Terminations
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