Mallory Sonalert Products Inc.

Pt STA30264A

Cross Reference

Sales Outline Drawing Revision - A

Specifications:

Voltage Rating (Vdc) 12 to 48

Frequency (Hz) 1250 + 250

Loudness (dB(A) @ 4 ft) 82 to 102 (self adjusting)

Current Draw Max. (A) 0.6

Sound Pulse Rate (PPS) 1to2

Operating Temperature (°C) -40 to +85

Termination 8-32 UNC Studs

Housing ABS, Black, UL94V-0/UL94V-1

Spike Protected +100 / -400 Volts

Conforms to SAEJ994 (OCT 02)
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