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Part Number: 11-26-0009
Status: Active
Description: Hand Crimp Tool JHTR2262A

Documents:
Tooling Specification (PDF) Tooling Specification (PDF)
Tooling Manual (PDF) RoHS Certificate of Compliance (PDF)

General
Product Family Application Tooling
Series HTR2262A
Function Crimp
Geographic Area Japan
Level of Automation Manual
More Detailed Tech Information applicationtooling@molex.com
Product Name N/A
Survey www.molex.com//review/apptool_survey.html
Tool Type Handtool
UPC 800753620681

Material Info
Old Part Number JHTR2262A

Reference - Drawing Numbers
Application Tooling Documents 724_Spec-JHTR2262A Hand Crimp Tool (1854),

770_hand tool

Series
image - Reference only

EU RoHS China RoHS
RoHS Compliance
Not Required
REACH SVHC
Not Reviewed
Low-Halogen Status
Not Reviewed
Need more information on product
environmental compliance?

Email productcompliance@molex.com
For a multiple part number RoHS Certificate of
Compliance, click here

Please visit the Contact Us section for any
non-product compliance questions.

Search Parts in this Series
HTR2262ASeries

Application Tooling | FAQ
Description Product #
1.57mm Diameter,
Standard .062" Pin
and Socket Crimp
Terminal, Series
1854, 3.68mm Pitch,
Male, Tin (Sn) Plated
Brass Contact, 22-28
AWG, Bag

0039000335

1.57mm Diameter,
Standard .062" Pin
and Socket Crimp
Terminal, Series
1854, 3.68mm
Pitch, Male, Gold
(Au) Plated Brass
Contact, 22-28 AWG,
Bag

0039000337

1.57mm Diameter,
Standard .062" Pin
and Socket Crimp

0039000339

http://www.molex.com/molex/products/datasheet.jsp?part=active/0011260009_APPLICATION_TOOLIN.xml
http://www.molex.com/pdm_docs/ats/776_JHTR2262A_1854_.pdf
http://www.molex.com/pdm_docs/ats/724_Spec-JHTR2262A Hand Crimp Tool (1854).pdf
http://www.molex.com/pdm_docs/ats/770_hand tool.pdf
http://www.molex.com/datasheets/rohspdf/0011260009_rohs.pdf
http://www.molex.com/molex/products/listview.jsp?query=HTR2262A&sType=s
mailto:applicationtooling@molex.com
http://www.molex.com//review/apptool_survey.html
http://www.molex.com/molex/common/staticLoader.jsp?fileName=/cmc_upload/0/000/-12/201/EU_RoHS.html#eurohs
http://www.molex.com/molex/common/staticLoader.jsp?fileName=/cmc_upload/0/000/-12/201/china_RoHS.html#china
http://www.molex.com/molex/common/staticLoader.jsp?fileName=/webcontent/contact/reach.html
http://www.molex.com/molex/common/staticLoader.jsp?fileName=/webcontent/contact/halogen_free.html
mailto:productcompliance@molex.com
http://www.molex.com/molex/electrical_model/rohsCoC.jsp
http://www.molex.com/molex/contact/mxcontact.jsp?channel=Contact Us&channelId=-7
http://www.molex.com/molex/products/listview.jsp?query=HTR2262A&sType=s
http://www.molex.com/cmc_upload/0/000/0-8/783/tooling_faq.html


Terminal, Series
1855, 3.68mm
Pitch, Female, Tin
(Sn) Plated Brass
Contact, 22-28 AWG,
Bag
1.57mm Diameter,
Standard .062" Pin
and Socket Crimp
Terminal, 3.68mm
Pitch, Female, Gold
(Au) Plated Brass
Contact, 22-28 AWG,
Bag

0039000341

KK® Crimp Terminal,
22-28 AWG, 0.35µm
Gold (Au), Nickel
(Ni) Under-Plate,
Phosphor Bronze,
Loose

0039000381
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