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Part Numbers
Without Bezel

Part Numbers
With Zinc Plated Bezel

Lens Color Lamp Type Design Volts
Design Watts

or Amps
Life (hrs)

36UN-2311 36URN-2311 Red Neon 125 1/3W 25,000

36UHN-2311 36UHRN-2311 Red Neon 250 1/3W 25,000

36UNG1-2311 36URNG1-2311 Red Incandescent 6 .20A 5,000

36UNG3-2311 36URNG3-2311 Red Incandescent 14 .10A 10,000

36UNG18-2311 36URNG18-2311 Red Incandescent 28 .04A 7,000

36UN-2312 36URN-2312 Green Neon 125 1/3W 25,000

36UHN-2312 36UHRN-2312 Green Neon 250 1/3W 25,000

36UNG1-2312 36URNG1-2312 Green Incandescent 6 .20A 5,000

36UNG3-2312 36URNG3-2312 Green Incandescent 14 .10A 10,000

36UNG18-2312 36URNG18-2312 Green Incandescent 28 .04A 7,000

36UN-2313 36URN-2313 Amber Neon 125 1/3W 25,000

36UHN-2313 36UHRN-2313 Amber Neon 250 1/3W 25,000

36UNG1-2313 36URNG1-2313 Amber Incandescent 6 .20A 5,000

36UNG3-2313 36URNG3-2313 Amber Incandescent 14 .10A 10,000

36UNG18-2313 36URNG18-2313 Amber Incandescent 28 .04A 7,000

36UN-2314 36URN-2314 Blue Neon 125 1/3W 25,000

36UHN-2314 36UHRN-2314 Blue Neon 250 1/3W 25,000

36UNG1-2314 36URNG1-2314 Blue Incandescent 6 .20A 5,000

36UNG3-2314 36URNG3-2314 Blue Incandescent 14 .10A 10,000

36UNG18-2314 36URNG18-2314 Blue Incandescent 28 .04A 7,000

36UN-2315 36URN-2315 White Neon 125 1/3W 25,000

 36UHN-2315  36UHRN-2315 White Neon 250 1/3W 25,000

36UNG1-2315 36URNG1-2315 White Incandescent 6 .20A 5,000

36UNG3-2315 36URNG3-2315 White Incandescent 14 .10A 10,000

36UNG18-2315 36URNG18-2315 White Incandescent 28 .04A 7,000

36UN-2317 36URN-2317 Clear Neon 125 1/3W 25,000

 36UHN-2317  36UHRN-2317 Clear Neon 250 1/3W 25,000

36UNG1-2317 36URNG1-2317 Clear Incandescent 6 .20A 5,000

36UNG3-2317 36URNG3-2317 Clear Incandescent 14 .10A 10,000

36UNG18-2317 36URNG18-2317 Clear Incandescent 28 .04A 7,000
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