
Xcelite
3/32" x 2" Round Blade Pocket Clip Style Screwdriver Green Handle
Carded

Product Details

Catalog No. R3322V

UPC Code 037103485663

Description Pocket Clip

Blade Style Slotted

Blade/Point Size 3/32 in./2.38 mm

Blade Diameter 3/32 in./2.38 mm

Working Length 2 in./51 mm

Overall Length 4 1/4 in./108 mm

Packaging
Peg Hook/Retail

Packaging

Low Res. Image R3322_100.jpg

High Res. Image R3322_300.jpg

Stock Item Normal Stock Item

Package Details (Dimensions)

Product Features:

Round blade pocket clip style screwdriver

Blades made of AISI 6150 chrome vanadium steel, plated for protection

Handle color: Green
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Quantity 1

Length (Inches) 8.625

Width (Inches) 2.875

Height (Inches) 0.625

Gross Weight (lb) 0.1

Volume (cu in) 15.498

Individual Product 
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Quantity 6

Length (Inches) 9.5

Width (Inches) 3.25

Height (Inches) 3.375

Gross Weight (lb) 0.6

Volume (cu in) 104.203
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Quantity 36

Length (Inches) 10.125

Width (Inches) 9.625

Height (Inches) 7

Gross Weight (lb) 3.6

Volume (cu in) 682.172


