SUNON
80X80X25 mm

33~45 CFM

o Bearing Rating  Power Power Speed Air Static MNoise Weight Curve
’@ Voltage Current  Consumption Flow  Pressure
i SURGH | ® VAFO {vDC) (AMP) {WATTS) (REM) (CFM)  (InchH:0)  (dBA) i)
MEB0251VX-0000-A99 . 12 0.160 19 3600 45 023 370 89 1
MEB0251V1-0000-A99 L] 12 0.145 1.7 3200 41 0.18 330 I 2
MEB0251v2-0000-A99 L] 12 0.120 14 2900 37 0.15 300 75 3
MEB0251V3-0000-A99 ] 12 0.081 11 2600 33 0.1 280 75 4
MEB0252VX-0000-A99 L] 24 0.090 22 3600 45 023 370 89 1
MEB0252V1-0000-A99 L 24 0.073 18 3200 41 0.18 330 75 2
MEB0252V2-0000-A99 [ ] 24 0.059 14 2900 &7 0.15 300 75 3
MEB0252V3-0000-A99 ® 24 0.049 12 2600 33 01 280 75 4
Model S Sheve  (vDO) (AMP) (WATTS) (RPM) (CFM)  (nchibo)  (dBA) @ Curve
EE80251BX-0000-A99 & 12 0.150 1.80 3600 45 0.23 38.0 89 1
EE80251B1-0000-499 & 12 0.145 174 3200 41 0.18 330 75 &
EEB0251B2-0000-999 & 12 0.120 140 2900 37 0.15 300 75 3
EEB80251B83-0000-999 & 12 0.050 1.10 2600 33 0.1 280 74 4
EE80252BX-0000-A99 & 24 0.080 fIREE 3600 45 0.23 380 89 1
EEB025281-0000-A99 L 24 0.073 1.80 3200 41 0.18 330 75 2
EEB0252B2-0000-999 & 24 0.064 150 2900 7 0.15 300 75 3
EE8025283-0000-999 L 24 0.050 120 2600 33 01 280 75 4
EEB8025151-0000-499 o 12 0.145 1.70 3200 41 0.18 330 75 2
EEB025152-0000-999 o 12 0.120 140 2900 kT4 015 300 75 3
EEB025153-0000-999 o] 12 0.090 1.10 2600 3 0.1 28.0 75 4
EEB025251-0000-499 O 24 0.073 180 3200 41 0.18 330 75 2
EEB025252-0000-995 O 24 0.064 150 2900 v 0.15 300 75 3
EEB8025253-0000-999 o 24 0.052 1.30 2600 33 0.11 28.0 75 4
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*All model could be customized. Please contact with Sunon Sales.
*Spedifications are subject to change without notice. Please Visit SUNON web site at hitp://www.sunon.com for update information.



