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Olympic P/N 3078M5U, Category 5E, Riser Cable, Tested to 350 MHZ

Category 5E, Riser Cable, Tested to 350 MHZ
Solid bare copper, insulated, twisted, gray jacket

Applications:
IBM Type 3 IEEE 802.3 (10 BASE T), Ethernet IEEE 802.5 16Mbps
Token Ring, other high speed data applications up to and including
100Mbps data transmission rates

SPECIFICATIONS

Conductor Size  24 AWG

Stranding  Solid Bare Copper

No. of Pairs  4

Jacket  PVC, Grey

Nom. O.D.  0.189 in

UL Style  CMR

Color Code  Color Code Chart 9

Nominal Capacitance  14 pF/ft

Impedance  100 ohms ± 15%

Max. Individual DC Conductor Resistance  25.7 Ohms/kFT

Application

 10 /100 / 1000 BASE-T (IEEE 802.3)
100 Mbps TP-PMD

155 Mbps ATM
4/16 Mbps Token Ring (IEEE 802.5)

Horizontal Distribution and Backbone Cabling
ISDN, ADSL

RoHS Compliant

 
RoHS Compliant
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